NOTES: REVISIONS
, MATERIALS AND FINISHES: REV DESCRIPTION DATE ECN APPR
' RODY ~ BRASS, GOLD PLATING A RELEASE TO MFG. 29-JUN-20 | 15254 £H
CONTACT - BRASS, GOLD PLATING
INSULATOR - LCP E130i, NATURAL
CAP - PTFE, NATURAL
2. ELECTRICAL:
A. IMPEDANCE: 50 OHM
B. FREQUENCY RANGE: DC-20 GHz
C. VSWR (RETURN LOSS): 110 (-26.4 dB MIN.) MAX. e D(-8 GHz
1.22 (-20 dB MIN.) MAX. @ 8-20 GHz
CONNECTOR ONLY, PERFORMANCE W ILL VARY BASED ON BOARD LAYOUT.
D. DIELECTRIC W ITHSTANDING VOLTAGE: 500 VRMS, MIN. SCALE 6.000
3. MECHANICAL:
A. DURABILITY: 1000 CYCLES MIN.
B. TEMPERATURE RANGE: -40°C TO +85°C
4. PACKAGING:
A. QUANTITY: TAPE & REEL PACKAGING, 800 PCS/REEL (AP B4.19 REF 05  REF
B. MARKING: PACKAGING TO BE MARKED [.165] [.197]
“AMPHENOL RF, SMP-MSSB-PCS17T, AND DATE CODE”
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CUSTOMER OUTLINE DRAWING
ALL OTHER SHEETS ARE FOR INTERNAL USE ONLY
NOTICE: These drawings. specifications, or ofher data (1) are. and remain fhe property of Amphenol corp. UNLESS OTHERW ISE SPECIFIED MATERIAL TITLE
(2) must be returned upon reguest; and (3) are confidential and not to be disclosed fo any person other DIMENSIONS ARE METRIC [INCHES] AND TOLERANCES ARE: NOTE 1 SMP JA[ K Am henOI RF
than those to whom they are given by Amphenol Corp. The furnishing of these drawings. specifications. p
or ofther data by Amphenol Corp., or fo any other person to anyone for any purpose is nof to be <0.5mm = +0.05mm [<0.020 = +0.002]
regarded by implication or otherwise in any manner licensing, granting rights to permitting such holder >0.5 - 6mm = £0.1mm (>0.020 - 0.236 = £0.004] SURFA[E MUUNT SI17E DRAW ING NO. SMP-MSSB-PCS17T REV
or any other person to manufacture, use or sell any product, process or design. patented or otherwise, >6.00 - 30mm = =£0.2mm [>0.236 - 1.181 = +£0.008]
that may in any way be related to or disclosed by said drawings. specifications, or other data. >30.00 - 120mm = £0.3mm  [>1.1871 - 4.725 = +£0.012] SMUUTH BURE ITEM NO. SMP-MSSBR-PCS17T
REFERENCE EAR# Tttt T TTTTT T ENGINEER DATE A
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NOTES: A-A
1. 10 sprocket holes pitch cumulative

tolerance +0.20 mm.

2. Carrier camber not to exceed 1 mm in

250 mm.

3. AD and BO measured on a plane 0.3

mm above the botiom of the pocket.

4. KO measured from a plane on the inside J‘j{ /f\ l};'f.__‘_k_

bottom of the pocket to the top surface of oo, S — b s i s PrTT— , 4

the carrier. (Ei%fi rlﬂj i "J'J'I':'js"'r K, 0-90F {4 m3ik, WAL r:; i< F) ”0 3“‘1 3N
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6. Material: Black PS (RoHS Cormpliant) : -
7. Thickness: 0.80£0.05 mm. ITENI W J.AD A1 Bc B1 Ka K1 H F E Do ]Po Pa T
8. Packing length per 13 reel: 10.56 Meters.
9. Compenent loader per 137reel: 800 pcs.
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