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SQUARE FLANGE JACK RECEPTACLE R161.419.300
WITH SLOTTED CONTACT SERIES N
4holes DIA 0.13
BIA 0.62
(¢3.3) £¢1s.751—l -
BIA 0.119 PERCAGE PANNER
(43.03)
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NOMINAL IMPEDANCE 80 o i CABLES :
FREQUENCY RAMNGE 0-4% GHz
TEMPERATURE RATING -55/4155 ‘C
V.S.W.R 130 +  x FlGHzIMaxii
RF INSERTION LUSS 0.048 JF(GHz) 0B Mex! i
VOLTAGE RATING 1400 veff Maxi!
DIELECTRIC WITHSTANDING VOLTAGE 2500 Veff Minii
INSULATEON RESISTANCE 5000 Haminy | OTHERS CHARACTERISTICS
3, i
HERMETIC SEAL NA Atm.on'/si oo e ReTenTION NA N Min
LEAKAGE (pressurized only) NA i CENTER CONTACT RETENTION
MECHAMICAL DURABILITY BOO Cyoles Axizl force - mating end &7 o Mini
25.7 Axial force - opposite end 27 N Mint
WEIGHT - ar : Torgus NA en.N Mini
SPECIFICATION RECOMMENDED TORGLES
Meting ) NA on.N
: Panel aut NA co.N
: Clamp nut NA cn.N
CONNECTOR PARTS; ~ MATERIALS i FINISH (55 ayotaes ane given }
BoOY iBRASS {BBR 2
QUTER CONTACT iBAASS {BBR 2
CENTER CONTACT {BERYLLIUM COPPER ;eum 0.5 OVER NICKEL 2
INSULATOR iPTFE i-
BASKET il
QTHERS PIECES
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The inforsation given here is subjact to change without notice.

Dasign changss may be in order to improve the produat

Connect to the future



