NOTES:

MATERIALS:

1. CONTACT & SPRING = BERYLLIUM COPPER PER ASTM B196, ALLOY C17300, TEMPER TDO4.
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2. INSULATORS = VIRGIN WHITE TEFLON PER ASTM D1710, GRADE 1, TYPE I, CLASS "B”".
5. ALL OTHER METAL PARTS = BRASS PER ASTM B16, ALLOY C36000, TEMPER HOZ2.

FINISHES:

1. SPRING = NICKEL PLATE PER AMS—QQ—-N—-290, CLASS 1, GRADE G, EXCEPT 100 TO 200uin
THICK OVER 50 TO 100uin THICK COPPER PER AMS 2418.

2. CONTACT = GOLD PLATE PER ASTM B488-11, TYPE I, 50uin MIN, GRADE C, OVER 100 TO

200uin STRESS FREE SULFAMATE NICKEL PER AMS—QQ—N-290.
5. ALL OTHER METAL PARTS = GOLD PLATE PER ASTM B488—11, TYPE I, 30uin MIN, GRADE C
OVER 100 TO 200uin COPPER STRIKE PER AMS 2418.
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