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NOTES:

1. MATERIAL:

 1.1 Housing: LCP+30%GF  UL94V-0, Color Black

 1.2 Contact : C5191-EH, T=0.25mm

 1.3 Shell: C2680R-H, T=0.40mm

2. FINISH:

  2.1 Contact:

        Contact Area: Selective 30u"Au

        Solder Area: 100u'' MIN Tin Plated

        Under Plate: 50u'' MIN Ni Plated

   2.2 Shell: Ni Plated

3. MECHANICAL:

   3.1 Mating Force: 3.57 kgf MAX

   3.2 Unmating Force: 0.3 kgf MIN

   3.3 Durability: 5000 Cycles MIN

4. ELECTRICAL:

   4.1 Current Rating: 1.8A Max

   4.2 Dielectric Strength: 100V AC For 1 Minute

   4.3 Contact Resistance: 50mΩ MAX

   4.4 Insulation Resistance: 100MΩ MIN

   4.5 Voltage Rating: 30VAC

5. OPERATING TEMPERATURE: -55°C To +85°C.

6. SOLDERING TEMPERATURE: +255°C±5°C for 3~5 S

PACKING: Tape&Reel+mylar
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USB 2.0 COMPLIANT

3

TAPE

TAPE RUNNING DIRECTION

REEL

LABLE

STAR

END

USER DIRECTION OF FEED

Empty 10 cavities

 at the front

Empty 7 cavities

 at the back

750 PCS

Notes:

1. Quantity: 750 PCS/Reel/10 Reels/7.5K PCS/Carton. If the order or

                  mantissa less than 5pcs, can reasonable select carton size.

2. 4 bags desiccant/Carton.

3. The carton sealed with scotch tape, and attach shipping label on the side.

4. Carton size: A=A 35.5X35X33.5 cm,

    Reel size: Ø330X29 mm.
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