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Specification
Current Rating: 3.0A
Contact Resistance: 40mΩ Max.
Insulation Resistance: 100MΩ Min.
Dielectric Voltage: 100V AC for one minute
Operation Temperature: -25°C to 85°C
Durability: 10000 Cycles Min.
Insertion Force: 5N ~ 20N
Withdrawl Force: 8N ~ 20N
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