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Heat Shrink Tubing BUTT-SPLICE @ 0.10[2.8]

CONMECTOR
Part Numbers Information
Bulk Part # Retail Pack # Pack Size
LPS-08 LPS-08-BP 1
Electrical Specifications Material Specifications
Voltage Rating 58VDC For Use With ANS and APS (Low Profile, Miniature) Blade Fuses
Max, Current Rating (Primary Circuit) 30A Body Material Thermoplastic
Max, Current Rating (add-on circuit) 20A Wire Type 16 AWG; Red
Max, Current Rating (Combined Circuits) 40A Connector Type Butt-Splice Connector
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