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LPA-056.3 x 32 mm Tube Fuse
In-Line Fuse Holder

Part Numbers Information

Max Amp.Wire Gauge

Electrical Specifications Material Specifications

Wire Length 4” Each End

For custom inquiries please contact the factory

Brass

Voltage Rating

Body Material

Contact Material

250VAC; 32VDC

Nylon

For use with 6.3 x 32 mm Tube Fuses

12 AWG
14 AWG
16 AWG
18 AWG

30A
20A
15A
10A

 12: 12 AWG
 14: 14 AWG
 16: 16 AWG
 18: 18 AWG

 R: Red
 

 Blank: Bulk
 BP: Blister 
 Pack (1pc)

WIRE GAUGE WIRE COLOR PACKAGING

LPA RW05        12     BP

BODY COLOR

 W: White

Tolerances ±0.012 [0.3] Unless Otherwise Specified
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LPA-056.3 x 32 mm Tube Fuse
In-Line Fuse Holder

Retail Pack: Inches [mm]


