TECHNICAL DATA SHEET | 1/2

'U' LINK FEMALE-FEMALE WITH TEST PORT R214.791.703
PITCH 12.7 Series T43
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All dimensions are in mm. E_@

COMPONENTS MATERIALS PLATING (um)
BODY ZAMAK NICKEL
CENTER CONTACT BRONZE GOLD OVER NICKEL
OUTER CONTACT BRASS GOLD OVER NICKEL
INSULATOR PTFE

TEST PORT BRASS GOLD OVER NICKEL
OTHERS PARTS - --
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'U' LINK FEMALE-FEMALE WITH TEST PORT

R214.791.703

PITCH 12.7 Series T43
PACKAGING SPECIFICATION
Standar Unit Othel
5C - Contact us

ELECTRICAL CHARACTERISTICS

ENVIRONMENTAL

Impedanc 75 Q Operating temperatu  -40/+10( ° C
Frequenc 0-3 GHz Hermetic se: NA Atm.cm3/
VSWR NA + 0,000 x F(GHz) Max |Panel leakac NA

Insertion los NA VF(GHz) dB Max

RF leakage - ( NA - F(GHz)) dB Maxi

Voltage ratinc

Dielectric withstanding voltag

Insulation resistance

50C Veff Maxi

150C Veff mini
5000 MQ mini

OTHER CHARACTERISTICS

Other: :

MECHANICAL CHARACTERISTICS

Center conict retentiol
Axial force— Mating ent
Axial force— Opposite en
Torque

Recommended torq
Matinc
Panel nt

Mating life
Weight

Issue :1227 M

22 N mini
NA N mini
NA N.cm min

NA N.cmr
NA N.cmr

10C Cycles min
24,000( g

Assembly instruction
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