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BNC 75 HDTV FEMALE-N FEMALE R192.418.010

STRAIGHT ADAPTER Série :ADAPTER 75
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All dimensions are in mm.
COMPONENTS MATERIALS PLATING (um)
BODY BRASS BBR2
CENTER CONTACT BERYLLIUM COPPER NPGR
OUTER CONTACT BRASS BBR2
INSULATOR PTFE
GASKET

OTHERSPARTS
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BNC 75 HDTV FEMALE-N FEMALE R192.418.010

STRAIGHT ADAPTER

Série :ADAPTER 75

PACKAGING

Standar Unit

Othel

1 -

Contact us

SPECIFICATION

ELECTRICAL CHARACTERISTICS

Impedanc 75
Frequenc 0-6
VSWR 1.03 + 0,0200
Insertion los 0.1
RF leakage - ( 55*
Voltage ratinc 500
Dielectric withstanding voltag 1500
Insulation resistanc 5000

Q

GHz

X F(GHz) Max
VF(GHz) dB Max
- F(GHz)) dB Maxi
Veff Maxi

Veff mini

MQ mini

ENVIRONMENTAL

Operating -65/+165 ° C
Hermetic sei NA Atm.cma3/s
Panel leakac NA

MECHANICAL CHARACTERISTICS

Center contact retenti

Axial force— Mating ent 15
Axial force— Opposite en 15
Torque NA

Recommended torq

Matinc BNC 75 HDTV 0
N 0

0

Panel nt NA
Mating life 500
Weigh 30,7000

Issue: 1147 A

N mini
N mini
N.cm min

N.crr
N.crr
N.crr
N.crr

Cycles min
g

OTHER CHARACTERISTICS

*From 2 to 3 GHz
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