PART NUMBER PACKAGING

REV ECO DATE

EC—2007004 |06JUL2020

4 - 30JUL2020

5 EC—2007028 |05NOV2020

FMMP@%E@

/

149-0901-811 ONE PIECE PER BAG
NOTES:
1. MATERIAL AND FINISH: 460+ 016
1.1 BODY: BERYLLIUM COPPER, GOLD PLATE : —
1.2 CONTACT: BERYLLIUM COPPER, GOLD PLATE _
1.3 MAIN INSULATOR: ULTEM 1000, AMBER M4xP0.7-6H ey
1.4 MOUNTING INSULATOR: PTFE ESESeSe
1.5 SHELL : STAINLESS STEEL, PASSIVATED e = =]
1.6 C—RING: BERYLLIUM COPPER G T =]
1.7 LOCK RING: BERYLLIUM COPPER, GOLD PLATE NN
<%
2. ELECTRICAL SPECIFICATIONS: d@ =
2.1 IMPEDANCE: 50 OHMS NOMINAL - - *%
2.2 FREQUENCY RANGE: DC~110 GHz i
2.3 VSWR: 1.30 MAX. <
2.4 DIELECTRIC WITHSTANDING VOLTAGE: 500 VRMS MIN. > -
2.5 INSULATION RESISTANCE: 5000 MEGOHM MIN. 3><>®<>®<>®<5
2.6 CONTACT RESISTANCE: > <> <>__<>_|
2.6.1 CENTER CONTACT — 4.0 MILLIOHM MAX. =]
2.6.2 OUTER CONDUCTOR — 1.0 MILLIOHM MAX.
3. MECHANICAL SPECIFICATIONS: Sas pEF
3.1 INTERFACE STANDARD: IEEE 287 GPC :

3.2 MATING TORQUE: 0.35 MAX.

5.3 COUPLING PROOF TORQUE: 0.7 Nm MIN.

3.4 COUPLING NUT RETENTION FORCE: 220 N MIN.
5.5 CONTACT RETENTION FORCE: 10 N MIN

3.6 DURABILITY: 500 CYCLES MIN.

>

ENVIRONMENTAL:

4.1 THERMAL SHOCK: MIL-STD—202, METHOD 107, CONDITION B
4.2 OPERATING TEMPERATURE: —65°C TO 165°C

4.3 MOISTURE RESISTANCE: MIL—STD—202, METHOD 106

4.4 MECHANICAL SHOCK: MIL-STD—202, METHOD 213, CONDITION |
4.5 VIBRATION: MIL-STD—-202, METHOD 204, CONDITION D
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