DESCRIPTION: 21WA4 // M // COAXIAL // SIGNAL // CBL MNT

SPECIFICATIONS:

ELECTRICAL:
INSULATOR RESISTANCE: 5 GOHMS Min.
WORKING VOLTAGE: 250V
OPERATING TEMPERATURE: -55°C~+125°C

2.732 [69.40] SIGNAL CONTACT RESISTANCE: 10 MilliOHMS Max.
SIGNAL CURRENT RATING: 5 AMPS

2.500 [63.50] COAXIAL CONTACT RESISTANCE: 2.7 MilliOHMS Max.

20120 (3,05 COAXIAL PIN; SEE PART NUMBER KEY

2.181[55.40] 2-PLACES
MECHANICAL:
CONTACT INSERTION FORCE: 4.5 Kg Max.
CONTACT SEPARATOR FORCE: ~ 0.3Kg Min.
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DESCRIPTION: 21WA4 // M // COAXIAL // SIGNAL // CBL MNT

NOTE:

- COAXIAL CONTACTS SUPPLIED - NOT PRE-LOADED

-  PLEASE SEE NORCOMP 682M SERIES WEBSITE
PRODUCT PAGE FOR ASSEMBLY INSTRUCTION PDF
AND INDIVIDUAL CONTACT DRAWING PDFS

.

SIGNAL CONTACTS
ACCEPTS UP TO 20 AWG WIRE
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DESCRIPTION: 21WA4 // M // COAXIAL // SIGNAL // CBL MNT

TOLERANCE:

ALL DIMENSIONS ARE +0.010

ALL CLINCH-NUTS ARE 4-40 INTERNAL THREADS
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