SPECIFICATIONS:

IMPEDANCE: 50 Ohms

FREQUENCY RANGE: 0—12.4 GHz
INSERTION LOSS(dB): 0.04 xf(GHz)

VSWR: 1.3 MAX.

WORKING VOLTAGE: 500 V rms Max.

INSULATION RESISTANCE: 5000 MegOhms

TEMPERATURE RANGE:

FOR .085 SEMI RIGID, RG—405/U & BELDEN 1671A CABLE

ALL DIMENSIONS
ARE REFERENCE ONLY
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8 [GASKET 1 | RUBBER —

7 |SCREW CAP 1 | BRASS NICKEL, BOZ. UNLESS OTHERWISE SPECFIED: | PROPRIETARY AND CONFIDENTIAL S M A P L U G

6 |PIN 1 [ BRASS GOLD, 504" DIMENSIONS ARE IN INCHES THIS DRAWING CONTAINS

5 |RETAINING RING 1| Be.Cu. — AND [MILLIMETERS] A R IETARY TO RIGHT ANGLE, SOLDER

4 |INSULATOR 1 PTFE —_ DRAWN UNAUTHORIZED USE OF THIS SIZE | CABLE GROUP DWG NO. REV
3 [PRESS BODY 1] BRASS NICKEL, B0 C._ZUNIGA 7/5/01 | DRAVING IS EXPRESSLY -

2 |BODY 1 | BRASS NICKEL, 804 CHECKED INnusF"r%EIsssgm U}EEA%:N s A SR 1 RSA'35 10'085 B
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