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Phone: (973) 772-4242 
Fax     : (973) 772-4646 

Electrical specifications 
Insertion loss: <1 dB @ 0-3 MHz 
Insertion loss: <1 dB @ 7-30 MHz 
Return loss: >15 dB @ 0-3 MHz 
Return loss: >15 dB @ 7-30 MHz 
Rejection: >50 dB @ 4.1-6.1 MHz 

Mechanical 
Mounting Method: Threaded Mounting Holes 
Connector Type: BNC Female   
Dimensions: 6.00” X 1.50” X 1.40”  in 

Environmental 
Operating Temperature: -45 to +85o C 
Storage Temperature: -55 to +95o C 
Shock: 20 G. 11ms 
Vibration: 20 G. 5 to 200 MHz 

3-7 MHZ Bandstop / Notch Filter

Part Number:AE5S2038 
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