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NOTES:

1.MATERAIL

 1.1 Housing:PPS Glass Fiber filled,UL94 V-0,Black

 1.2 Contact:Phosphor Bronze,T=0.25mm

2.FINISH

 2.1 Contact:Gold flash on contact area,20-200u" Tin

       on solder area,all over 15-80u" Nickel

3.MECHANICAL

 3.1 Mating Force:4Kg·f Max.

 3.2 Unmating Force:0.70Kg·f Min.

 3.3 Durability (mating cycles):200 cycles Min.

4.ELECTRICAL

 4.1 Rated Current:1.0 Amp

 4.2 Rated Voltage:125~250 V

 4.3 Withstand Voltage:600V for 1 minute

 4.4 Contact Resistance:20mΩ Max.

 4.5 Insulation Resistance:1000MΩ Min.

5.ENVIRONMENTAL

 5.1 Operating Temperature:-40°C To +105°C

 5.2 High Temperature Resistance:260±5°C 10S

6.Packing:Tube
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