ANATECH ELECTRONICS, INC.

Manufacturer of RF & Microwave Products

1.70 MHz Bandpass Filter

P/N: AE1.70B10719

Center Frequency: 1.70 MHz
Nominal 3 dB BW: 192,000
1dB BW: 134,400 Hz min
40 dB to 3 dB Shape Factor: 2.0:1
Nominal 40 dB BW: 384000
VSWR: 1.5:1 max
P-P Ripple in 1 dB BW: 0.5dB
Suppression in the 0-20 MHz Band 40 dB
outside filters 40 dB BW.
Input/Output Impedance: 50 Ohms
I/0 Connectors: BNC (F)
Max Input Power: 0.5W
Max Insertion Loss: 10 dB
Operating Temperature Range: 15°C to 40°C
Shock: 1G
Vibration: 1G
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