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SPECIFICATIONS:

IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0—12.4 GHz

INSERTION LOSS(dB): 0.04 x /f(GHz)
WORKING VOLTAGE: 500 V rms Max. @ Sea Level

INSULATION RESISTANCE: 5k M Ohms min.
TEMPERATURE RANGE: —65°C TO 165°C

MOUNTING HOLE

T]BODY 1 [BRASS GOLD, 31 007777 UNLESS OTHERWISE SPECIFIED:
2 INSULATOR 1 |PTFE —_ 7610 MIRAMAR RD
3 |PIN 1 [BRASS GOLD, 504" ; SE'éSKVEACLLLngzE:S & EDGES .005 R. MAX SAN DIEGO,CA 92126
4 |WASHER 1 [BRASS GOLD, 34~ 3. CHAMFER 1ST & LAST THREADS 45° @@l‘ln@—Cﬁ@r S} (222) :::—2212 .
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