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FEATURES 

 

Fast Switching Speed 

 

Surface Mount Package Ideally Suited for Automatic Insertion 

 

For General Purpose Switching Applications 

 

High Conductance 

    
Maximum Ratings and Electrical Characteristics, Single Diode @Ta=25℃ 

Parameter Symbol Limits Unit 

Non-Repetitive Peak reverse voltage VRM 100 V 

Peak Repetitive Peak reverse voltage 

Working Peak Reverse Voltage 

DC Blocking Voltage 

VRRM

VRWM

VR

100   V 

RMS Reverse Voltage VR(RMS) 71 V 

Forward Continuous Current IFM 300 mA 

Average Rectified Output Current IO 150 mA 

Peak forward surge current @=1.0μs 

                         @=1.0s 
IFSM

2.0 

1.0 
A 

Power Dissipation Pd 500 mW 

Thermal Resistance from Junction  

to Ambient  
RθJA 250 ℃/W 

Junction temperature Tj 150 ℃ 

Storage temperature TSTG -65~+150 ℃ 

Electrical Ratings @Ta=25℃ 

Parameter Symbol Min. Typ. Max. Unit Conditions 

VF1   0.715 V IF=1mA 

VF2   0.855 V IF=10mA 

VF3   1.0 V IF=50mA 
Forward voltage 

VF4   1.25 V IF=150mA 

IR1   1 μA VR=75V 
Reverse current 

IR2   25 nA VR=20V 

Capacitance between terminals CT   2 pF VR=0V,f=1MHz 

Reverse Recovery Time trr   4 ns 
IF=IR=10mA 

Irr=0.1XIR,RL=100Ω 
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Ta=25℃
f=1MHz

Capacitance Characteristics
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Power Derating Curve
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Forward    Characteristics
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Reverse    Characteristics

Ta=100 oC

Ta=25 oC
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Package Outline Dimensions (Units: mm) 

  COMMON DIMENSIONS

(UNITS OF MEASURE IS mm)

θ1
θ2
θ3
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WPMtek  reserves  the right to make  changes to the product specification and data   in this document without  notice.  WPMtek  makes no warranty,
representation or guarantee regarding the suitability of its products for any particu lar purpose, nor does WPMtek assume any liability arising from the
application or use of any products or circuits, and specifically disclaims any and all liability, including without limitation special, consequential or
incidental damages. Any enquiry ,please write to sales@wpmtek.com for futher information.
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