SPECIFICATIONS:

IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0—7.5 GHz

MAX. PIM: <—160dBc (1900 MHz)

VSWR: 0 TO 3 GHz <1.10:1

VSWR: 3 TO 7.5 GHz <1.25:1

INSERTION LOSS: 0.05 dB MAX. @ 3.0 GHz
INSULATION RESISTANCE: 5K MOhms
WORKING VOLTAGE: 1200 vrms MAX.
MATING CYCLES: 500
TEMPERATURE RANGE:

—55°C TO 165°C
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