PER SPC-09500-43-10

NOTES: UNLESS OTHERW ISE SPECIFIED:

1. MATERIAL & FINISH:

1.1 BODY: TIN PLATED BRASS [1.400
1.2 INSULATOR & DIELECTRIC: PTFE (TEFLON) )
1.3 INTERMEDIATE CONTACT: GOLD PLATED BRASS

1.4 CENTER CONTACT: GOLD PLATED BERYLLIUM COPPER

2. ELECTRICAL:

6XQD .047
2.1 FREQUENCY (MAX): 500 MHz ? RECOMMENEDED MTG

2.2 IMPEDANCE: NON-CONSTANT
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