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SPECIFICATIONS:
IMPEDANCE: 50 Ohms
INTERFACE: Per MIL—STD—348
FREQUENCY RANGE: 0—11 GHz
VSWR:
0—-5 GHz <1:1.1
5—9 GHz <1:1.3
9—12 GHz <1:1.45
INSERTION LOSS: —0.1 dB Max 0—7 GHz
WORKING VOLTAGE: 375 VRMS @ sea level
TEMPERATURE RANGE: —65°C TO 85°C
INSULATION RESISTANCE: 5000 MQ min.
RF LEAKAGE: N/A
RF HIGH POTENTIAL: 1k VRMS @ 5~7.5 MHz CUSTOMER RFINDUSTRIES.COM
CONNECTOR DURABILITY: 500 Cycles Min. OUTLINE DRAWING E@B@ 7610 MRAMAR RD.
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