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XFCN兴飞连接器

SPECIFICATIONS
1.Current rating: 2A AC, DC
2.Voltage rating: 250V AC,DC
3.Temperature range: -40°C ~ +105°C
4.Insulation resistance: 1000MΩ Min.
5.Withstanding voltage: 500V AC/ minute.
6.Contact resistance: 20mΩ Max.
Max.Processing Temp:240C°-260C°for30-60seconds
                                    (260C°for 10 seconds)

Material:
Insulator: PA6T UL 94V-0 Black
Contact: Brass/Matte-tin plated Gold-Flash
Mate with PM200 /I200 series

BH200R-xxP

2.00mm简易牛角 双排 DIP 90°

Ordering Code:
BH200R-xxP
     1         2
1.序列号

2.Pin位数:10P=2x05P
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