Connector Group J ENVIRONMENTAL

STRAIGHT, SPIN COUPLING
26482 Series II; 5015 (MS345X); 83723 Series Il

MIL Part Number

M85049 /11 -10 W
Slash Sheet
: Dash Number Finish
Series
11:Straight, Spin Coupling (Table A) (Table 2, pg. 14)

Environmental

TABLE -A
CABLE RANGE
SHELL SIZE
SHELL SIZE DASH NO INCH MM INCH MM INCH MM INCH MM INCH MM INCH MM
05 0.62 15.67 2.13 54.10 1.03 26.09 0.96 24.31 0.13 3.18 0.25 6.35
06 0.62 15.67 3.13 79.50 1.03 26.09 0.96 24.31 0.13 3.18 0.25 6.35
% o7* 8 0.62 15.67 2.88 73.15 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
08* 0.62 15.67 3.88 98.55 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
09 0.73 18.64 2.13 54.10 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
10 0.73 18.64 3.13 79.50 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
11* 0.73 18.64 2.88 73.15 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
10 12* 10 0.73 18.64 3.88 98.55 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
136 0.73 18.64 2.13 54.10 1.03 26.09 1.15 29.08 0.25 6.35 0.38 9.53
137 0.73 18.64 3.13 79.50 1.03 26.09 1.15 29.08 0.25 6.35 0.38 9.53
13 0.86 21.79 2.13 54.10 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
14 0.86 21.79 3.13 79.50 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
15* 0.86 21.79 2.88 73.15 1.03 26.09 1.33 33.83 0.35 8.89 0.63 15.88
16* 0.86 21.79 3.88 98.55 1.03 26.09 1.33 33.83 0.35 8.89 0.63 15.88
12 111 7112 0.86 21.79 2.13 54.10 1.03 26.09 1.33 33.83 0.35 8.89 0.50 12.70
114 0.86 21.79 2.13 54.10 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
115 0.86 21.79 3.13 79.50 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
138 0.86 21.79 2.13 54.10 1.03 26.09 1.33 33.83 0.35 8.89 0.50 12.70
139 0.86 21.79 3.13 79.50 1.03 26.09 1.33 33.83 0.35 8.89 0.50 12.70
17 0.98 24.99 2.13 54.10 1.03 26.09 1.33 33.83 0.35 8.89 0.58 14.61
18 0.98 24.99 3.13 79.50 1.03 26.09 1.33 33.83 0.35 8.89 0.58 14.61
19* 0.98 24.99 2.88 73.15 1.06 26.90 1.55 39.40 0.50 12.70 0.75 19.05
20* 0.98 24.99 3.88 98.55 1.06 26.90 1.55 39.40 0.50 12.70 0.75 19.05
14 12/14
116 0.98 24.99 2.13 54.10 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
117 0.98 24.99 3.13 79.50 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
150 0.98 24.99 2.13 54.10 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
151 0.98 24.99 3.13 79.50 1.03 26.09 0.96 24.31 0.13 3.18 0.31 7.92
21 111 28.24 2.13 54.10 1.06 26.90 1.55 39.40 0.50 12.70 0.70 17.78
22 111 28.24 3.13 79.50 1.06 26.90 1.55 39.40 0.50 12.70 0.70 17.78
23* 1.11 28.24 2.88 73.15 1.16 29.36 1.77 44.96 0.63 15.88 0.94 23.80
16 19/16
24* 1.11 28.24 3.88 98.55 1.16 29.36 1.77 44.96 0.63 15.88 0.94 23.80
112 1.11 28.24 2.13 54.10 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
113 111 28.24 3.13 79.50 1.03 26.09 1.15 29.08 0.25 6.35 0.44 11.10
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ENVIRONMENTAL

STRAIGHT, SPIN COUPLING
26482 Series II; 5015 (MS345X); 83723 Series ||

Connector Group J

TABLE -A

MIL PART NUMBER C (REF) G (MAX) CABLE RANGE
DESIGNATOR CONNECTOR ADIA. (MAX) B (MAX) L MAX L MAX MIN WIRE MAX WIRE
SHELL SIZE

SHELL SIZE DASH NO INCH | MM | INCH | MM | INCH | MM | INCH | MM | INCH | MM | INCH | MM

118 111 | 2824 | 213 | 5410 | 1.03 | 26.09 | 1.33 | 3383 | 035 | 889 | 063 | 1588

119 y 111 | 2824 | 313 | 7950 | 1.03 | 26.09 | 1.33 | 3383 | 035 | 889 | 063 | 1588

16, cont. 152 19716 111 | 2824 | 243 | 5410 | 103 | 26.09 | 096 | 2431 | 013 | 318 | 031 | 7.92

153 111 | 2824 | 313 | 7950 | 1.03 | 2609 | 096 | 2431 | 013 | 318 | 031 | 7.92

25 122 | 3094 | 213 | 5410 | 103 | 26.09 | 1.33 | 33.83 | 035 | 889 | 063 | 1588

26 122 | 3094 | 313 | 7950 | 1.03 | 26.09 | 1.33 | 3383 | 035 | 889 | 063 | 1588

27 122 | 3094 | 213 | 5410 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

28 122 | 3094 | 313 | 7950 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

15 20% 718 122 | 3094 | 288 | 7315 | 116 | 29.36 | 1.77 | 44.96 | 063 | 1588 | 0.94 | 23.80

30 122 | 3094 | 388 | 9855 | 116 | 29.36 | 177 | 4496 | 063 | 1588 | 094 | 23.80

120 122 | 3094 | 213 | 5410 | 1.03 | 2609 | 096 | 2431 | 013 | 318 | 031 | 7.92

121 122 | 3094 | 313 | 7950 | 1.03 | 2609 | 096 | 2431 | 013 | 318 | 031 | 7.92

122 122 | 3094 | 243 | 5410 | 103 | 2609 | 115 | 29.08 | 025 | 635 | 044 | 11.10

123 122 | 3094 | 313 | 7950 | 1.03 | 2609 | 115 | 2908 | 025 | 635 | 044 | 11.10

31 135 | 3416 | 343 | 7950 | 1.03 | 2609 | 1.33 | 3383 | 035 | 889 | 063 | 15.88

32 135 | 3416 | 413 | 10490 | 1.03 | 2609 | 1.33 | 3383 | 0.35 | 889 | 063 | 15.88

33 135 | 3416 | 343 | 7950 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

34 135 | 34.16 | 413 | 10490 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

35 135 | 3416 | 388 | 9855 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 23.80

20 36% 37120 135 | 3416 | 488 | 12395 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 23.80

37 135 | 3416 | 3.88 | 9855 | 1.38 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3175

38* 135 | 3416 | 488 | 12395 | 1.38 | 3493 | 211 | 5367 | 0.88 | 2223 | 125 | 3175

124 135 | 3416 | 343 | 7950 | 1.03 | 2609 | 115 | 29.08 | 025 | 635 | 044 | 11.10

125 135 | 3416 | 413 | 10490 | 103 | 2609 | 115 | 29.08 | 025 | 635 | 044 | 11.10

140 135 | 34.16 | 313 | 7950 | 116 | 29.36 | 177 | 4496 | 063 | 1588 | 090 | 22.96

141 135 | 34.16 | 413 | 10490 | 116 | 29.36 | 177 | 4496 | 063 | 1588 | 090 | 22.96

39 147 | 3729 | 313 | 7950 | 103 | 2609 | 133 | 3383 | 035 | 889 | 063 | 1588

40 147 | 3729 | 443 | 10490 | 1.03 | 2609 | 1.33 | 33.83 | 035 | 889 | 063 | 1588

1 147 | 3729 | 313 | 7950 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

22 147 | 3729 | 413 [ 10490 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

43 147 | 3729 | 343 | 7950 | 116 | 29.36 | 1.77 | 4496 | 063 | 15.88 | 0.94 | 23.80

44 147 | 3729 | 413 | 10490 | 1.16 | 29.36 | 177 | 4496 | 063 | 1588 | 094 | 23.80

45 147 | 3729 | 388 | 9855 | 1.38 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3175

22 46* 22 147 | 3729 | 488 | 12395 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3175

126 147 | 3729 | 313 | 7950 | 1.03 | 2609 | 096 | 2431 | 013 | 318 | 031 | 7.92

127 147 | 3729 | 413 | 10490 | 1.03 | 2609 | 096 | 2431 | 013 | 318 | 031 | 7.92

128 147 | 3729 | 313 | 7950 | 1.03 | 2609 | 115 | 29.08 | 025 | 635 | 044 | 11.10

129 147 | 3729 | 413 [ 10490 | 1.03 | 2609 | 115 | 29.08 | 025 | 635 | 044 | 11.10

142 147 | 3729 | 343 | 7950 | 1.38 | 3493 | 211 | 5367 | 0.88 | 2223 | 1.03 | 26.14

143 147 | 3729 | 413 | 10490 | 1.38 | 3493 | 211 | 5367 | 088 | 22.23 | 1.03 | 26.14

47 159 | 4046 | 313 | 7950 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

48 159 | 4046 | 413 | 10490 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

49 159 | 4046 | 343 | 7950 | 1.16 | 29.36 | 1.77 | 4496 | 063 | 1588 | 0.81 | 20.62

50 159 | 4046 | 413 | 10490 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 0.81 | 20.62

51 159 | 4046 | 343 | 7950 | 116 | 29.36 | 177 | 4496 | 063 | 1588 | 094 | 23.80

2 52 2 159 | 4046 | 413 [ 10490 | 116 | 29.36 | 177 | 4496 | 063 | 1588 | 0.94 | 23.80

53+ 159 | 4046 | 388 | 9855 | 1.38 | 3493 | 211 | 5367 | 0.88 | 2223 | 125 | 3175

54 159 | 4046 | 4.88 | 12395 | 1.38 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3175

130 159 | 4046 | 313 | 7950 | 1.03 | 2609 | 1.33 | 3383 | 035 | 889 | 063 | 1588

131 159 | 4046 | 413 | 10490 | 103 | 26.09 | 133 | 3383 | 035 | 889 | 063 | 1588

144 159 | 4046 | 3.3 | 7950 | 1.38 | 3493 | 211 | 5367 | 0.88 | 2223 | 114 | 29.06

145 159 | 4046 | 413 | 10490 | 1.38 | 3493 | 211 | 5367 | 0.88 | 2223 | 1.14 | 29.06

55 197 | 5001 | 343 | 7950 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

- 56 - 197 | 5001 | 413 [ 10490 | 1.06 | 2690 | 155 | 39.40 | 050 | 12.70 | 0.75 | 19.05

57 197 | 5001 | 313 | 7950 | 1.16 | 29.36 | 177 | 4496 | 063 | 1588 | 094 | 23.80

58 197 | 5001 | 413 | 10490 | 1.16 | 29.36 | 177 | 4496 | 063 | 1588 | 094 | 23.80

Table continued

(*)Denotes Style- 2
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Connector Group J

ENVIRONMENTAL

STRAIGHT, SPIN COUPLING
26482 Series II; 5015 (MS345X); 83723 Series Il

TABLE-A
CABLE RANGE
MILPART NUMBER DESIGNATOR | cONNECTORSHELL | ADIA. (MAX) B(MAX) CL(SE; ) GL(::::) IN VAX
SIZE WIRE WIRE
SHELL SIZE DASHNO INCH MM INCH MM INCH | MM INCH MM INCH MM INCH | MM

59 197 | 5000 | 313 [ 7950 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

60 197 | 5001 | 413 [ 10490 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

28, cont. 61 s 197 | 5000 | 313 [ 7950 | 150 | 3810 | 2363 | 60020 | 100 | 2540 | 133 | 34.93
62 197 | 5001 | 413 [ 10490 | 150 | 3810 | 236 | 60.02 | 100 | 2540 | 138 | 34.93

63 222 | 5636 | 343 | 7950 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

64 222 | 5636 | 443 | 10490 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

65 222 | 5636 | 313 | 7950 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 1250 | 317.50

66 222 | 5636 | 413 | 10490 | 138 [ 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

% 67 % 222 | 5636 | 343 | 7950 | 150 | 3810 | 236 | 60.02 | 100 | 2540 | 138 | 3493
68 222 | 5636 | 413 | 10490 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

69 222 | 5636 | 313 | 7950 | 178 | 4524 | 277 | 7036 | 125 | 3L75 | 163 | 4128

70 222 | 5636 | 443 | 10490 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

7 247 | 6271 | 413 [ 10490 | 138 | 3493 [ 211 | 5367 | 088 | 2223 | 125 | 3L75

72 247 | 6271 | 513 [ 13030 | 138 [ 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

73 247 | 6271 | 413 [ 10490 | 150 [ 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

74 247 | 6271 | 513 | 13030 | 150 | 3810 | 236 | 60.02 | 100 | 2540 | 138 | 3493

75 247 | 6271 | 413 | 10490 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

76 247 | 6271 | 513 | 13030 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

% i % 247 | 6271 | 501 | 12725 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63
78t 247 | 6271 | 601 | 15265 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

132 247 | 6271 | 413 | 10490 | 106 [ 2690 | 155 | 3940 | 050 | 1270 [ 075 | 19.05

133 247 | 6271 | 513 [ 13030 | 106 | 2690 | 155 | 3940 | 050 | 1270 | 075 | 19.05

146 247 | 6271 | 413 | 10490 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 184 | 4674

147 247 | 6271 | 513 | 13030 | 1.83 | 4648 | 302 | 7671 | 144 | 3650 | 184 | 4674

148 247 | 6271 | 413 | 10490 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

149 247 | 6271 | 513 [ 13030 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

79 272 | 6906 | 413 | 10490 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

80 272 | 6906 | 513 | 13030 | 138 | 3493 | 21 | 5367 | 088 | 2223 | 125 | 3L75

81 272 | 6906 | 413 | 10490 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

82 272 | 6906 | 513 | 13030 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

83 272 | 6906 | 413 | 10490 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

© 84 © 272 | 6906 | 513 | 13030 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128
85 272 | 6906 | 413 | 10490 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

86 272 | 6906 | 513 | 13030 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

134 272 | 6906 | 413 | 10490 | 106 | 2690 | 155 | 3040 | 050 | 1270 | 075 | 19.05

135 272 | 6906 | 513 | 13030 | 106 | 2690 | 155 | 3040 | 050 | 1270 | 075 | 19.05

156 272 | 6906 | 413 | 10490 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

157 272 | 6906 | 513 [ 13030 | 116 | 2036 | 177 | 449 | 063 | 1588 | 094 | 2380

87 297 | 7541 | 413 | 10490 | 138 | 3493 | 21 | 5367 | 088 | 2223 | 125 | 3L75

88 297 | 7541 | 513 | 13030 | 138 | 3493 | 21 | 5367 | 088 | 2223 | 125 | 3L75

89 297 | 7541 | 413 | 10490 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

90 207 | 7541 [ 513 [ 13030 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

w o1 “ 207 | 7541 [ 413 | 10490 | 178 [ 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128
92 207 | 7541 | 513 | 13030 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

93 297 | 7541 | 413 [ 10490 | 183 [ 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

94 297 | 7541 | 513 | 130.30 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

154 297 | 7541 | 413 | 10490 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 23.80

155 297 | 7541 | 513 | 13030 | 116 | 2936 | 177 | 4496 | 063 | 1588 | 094 | 2380

9% 322 | 8176 | 443 | 10490 | 138 | 3493 | 211 | 5367 | 088 | 2223 | 125 | 3L75

9% 322 | 8176 | 513 | 13030 | 138 | 3493 | 21 | 5367 | 088 | 2223 | 125 | 3L75

o7 322 | 8176 | 443 | 10490 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493

® %8 ® 322 | 8176 | 513 | 13030 | 150 | 3810 | 236 | 6002 | 100 | 2540 | 138 | 3493
99 322 | 8176 | 413 | 10490 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

100 322 | 8176 | 513 | 13030 | 178 | 4524 | 277 | 7036 | 125 | 3175 | 163 | 4128

101 322 | 8176 | 413 | 10490 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63

102 322 | 8176 | 513 | 130.30 | 183 | 4648 | 302 | 7671 | 144 | 3650 | 188 | 47.63
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