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SEALING PLUGS CAN BE
PURCHASED SEPARATELY
NOTES : (UNLESS OTHERWISE SPECIFIED)
1. MATERIAL :
SHELL : THERMOPLASTIC , UL94 V-0.
INSERT : THERMOPLASTIC , UL94 V-0.
O-RING : NBR OR SILICONE RUBBER.
SEAL GASKET : NBR OR SILICONE RUBBER.
END CAP : THERMOPLASTIC , UL94 V-0. PART NUMBER
PLASTIC RING:THERMOPLASTIC , UL94 V-0. KEY
WIRE SEAL : SILICONE RUBBER. -40°C ~ 105°C -40°C ~ 125°C
2. SPECIFICATIONS :
2.1, RATED CURRENT : 13A (MAX). N  |RTSIBS14NS8SHEC|RTS1BS14NSSHECO3
2.2, RATED VOLTAGE : 500V(AC/DC).
2.3, OPERATING TEMPERATURE : SEE TABLE.
2.4, DIELECTRIC WITHSTANDING VOLTAGE : LESS THAN
2 MILLIAMPS CURRENT LEAKAGE@2000 VOLTS AC.
2.5, INSULATION RESISTANCE : 5000 MEGOHMS MIN.
2.6, IP-CLASS : IP67 AND IP69K IN THE MATED CONDITION,
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ecomate® RM/RSSM/Aquarius™ - Contact Size 16 Options

Crimp Contacts, Machined

Crimp Contacts, Stamped & Formed

Part Number ) . Part Number Wire Range .
AWG Wire Range (mm?) Plating AWG Plating
Male Female Male Female (mm?)

MP14M23F MS14M23F 14 2.0-2.5 Gold Flash SP14M2F SS14M2F 14 2.0-2.5 Gold Flash
MP14M23G5 MS14M23G5 14 2.0-2.5 Gold 5p” SP14M2G5 SS14M2G5 14 2.0-2.5 Gold 5u”
MP14M23G10 MS14M23G10 14 2.0-2.5 Gold 10p” SP14M2G10 SS14M2G10 14 2.0-2.5 Gold 10p”
MP14M23G15 MS14M23G15 14 2.0-2.5 Gold 15p” SP14M2G15 $S14M2G15 14 2.0-2.5 Gold 15p”"
MP14M23G30 MS14M23G30 14 2.0-2.5 Gold 30u" SP14M2G30 $S14M2G30 14 2.0-2.5 Gold 30u"

MP16M23F MS16M23F 18-16 0.75-1.5 Gold Flash SP16M2F SS16M2F 18-16 0.75-1.5 Gold Flash
MP16M23G5 MS16M23G5 18-16 0.75-1.5 Gold 5p” SP16M2G5 SS16M2GS5 18-16 0.75-1.5 Gold 5u"
MP16M23G10 MS16M23G10 18-16 0.75-1.5 Gold 10p” SP16M2G10 S$S16M2G10 18-16 0.75-1.5 Gold 10p"
MP16M23G15 MS16M23G15 18-16 0.75-1.5 Gold 15p” SP16M2G15 SS16M2G15 18-16 0.75-1.5 Gold 15p"
MP16M23G30 MS16M23G30 18-16 0.75-1.5 Gold 30u" SP16M2G30 SS16M2G30 18-16 0.75-1.5 Gold 30u"

MP20M23F MS20M23F 22-20 0.34-0.50 Gold Flash SP20M2F SS20M2F 22-20 0.34-0.50 Gold Flash
MP20M23G5 MS20M23G5 22-20 0.34-0.50 Gold 5u” SP20M2G5 SS20M2GS 22-20 0.34-0.50 Gold 5u”
MP20M23G10 MS20M23G10 22-20 0.34-0.50 Gold 10u” SP20M2G10 $§20M2G10 22-20 0.34-0.50 Gold 10u”
MP20M23G15 MS20M23G15 22-20 0.34-0.50 Gold 15u" SP20M2G15 SS20M2G15 22-20 0.34-0.50 Gold 15p"
MP20M23G30 MS20M23G30 22-20 0.34-0.50 Gold 30u" SP20M2G30 $S20M2G30 22-20 0.34-0.50 Gold 30p"

MP24M23F MS24M23F 26-24 0.14-0.25 Gold Flash SP24M2F SS24M2F 26-24 0.14-0.25 Gold Flash
MP24M23G5 MS24M23G5 26-24 0.14-0.25 Gold 5u” SP24M2G5 $524M2G5 26-24 0.14-0.25 Gold 5u”
MP24M23G10 MS24M23G10 26-24 0.14-0.25 Gold 10u" SP24M2G10 $524M2G10 26-24 0.14-0.25 Gold 10"
MP24M23G15 MS24M23G15 26-24 0.14-0.25 Gold 15u" SP24M2G15 $524M2G15 26-24 0.14-0.25 Gold 15"
MP24M23G30 MS24M23G30 26-24 0.14-.025 Gold 30u" SP24M2G30 $524M2G30 26-24 0.14-0.25 Gold 30u"

Tooling, Machined Tooling, Stamped & Formed
Part Number Description Part Number Description
QXRT16 Contact Extraction Tool, #16 (@ 1.6) Contact QXRT16 Contact Extraction Tool, #16 (3 1.6) Contact
MFX-3959 Hand Crimp Tool for Machined Contacts MFX-3954 Hand Tool, Stamped & Formed Contact, Size 16, 20-14AWG
MFX-3960 Pneumatic Crimp Tool for Machined Contact MFX-3957 Crimp Die, Stamped & Formed Contact
Plating Options, All Misc Tooling, All
Symbol Plating Part Number Description
T Tin Plated (for Stamped & Formed Contacts) CA-4020-59 Sealing Plug, Size 16 & 20
N Silver Plated 5Um (for Machined Contacts)
F Gold Plated
G5 Gold Plated (Thickness 5u”) Standard Quantity Order Options
G10 Gold Plated (Thickness 10u") Machined Stamped & Formed
Gl5 Gold Plated (Thickness 15u") Bulk Package, 500 Pieces Reel, 3000 Pieces
G30 Gold Plated (Thickness 30u")
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