
Absolute Maximum Ratings Ta = 25

Parameter Symbol Rating Unit

Forward Voltage at IF = 10 mA VF 0.9 V

Power Dissipation * PD 300

Junction Temperature Tj 150

Storage Temperature Range TS -65 to + 150

Thermal Resistance Junction to Ambient Air * RthA 417 /W

*Device mounted on FR-4 PC board with recommended pad layout,

Features

Planar Die Construction

300mWPowerDissipation

Ideally Suited for Automated Assembly Processes

                       
Silicon Planar Zener Diodes
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■Simplified outline(SOT-23)
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ZenerVoltage Range (Note 2) 

Maximum Zener 

 Impedance 

(Note 3) 

Maximum 

Reverse 

Current 

VZ@IZT IZT ZZT@IZT ZZK@IZK IZK IR VR 

Temperature 

Coefficent of 

Zener  voltage 

 @ IZT=5mA 

mV/°C 

Type 

Number Code

Nom(V) Min(V) Max(V) (mA) (Ω) (mA) (μA) (V) Min Max 

BZX84C2V4 Z11 2.4 2.20 2.60 5 100 600 1.0 50 1.0 -3.5 0 

BZX84C2V7 Z12 2.7 2.5 2.9 5 100 600 1.0 20 1.0 -3.5 0 

BZX84C3V0 Z13 3.0 2.8 3.2 5 95 600 1.0 10 1.0 -3.5 0 

BZX84C3V3 Z14 3.3 3.1 3.5 5 95 600 1.0 5 1.0 -3.5 0 

BZX84C3V6 Z15 3.6 3.4 3.8 5 90 600 1.0 5 1.0 -3.5 0 

BZX84C3V9 Z16 3.9 3.7 4.1 5 90 600 1.0 3 1.0 -3.5 0 

BZX84C4V3 Z17 4.3 4.0 4.6 5 90 600 1.0 3 1.0 -3.5 0 

BZX84C4V7 Z1 4.7 4.4 5.0 5 80 500 1.0 3 2.0 -3.5 0.2 

BZX84C5V1 Z2 5.1 4.8 5.4 5 60 480 1.0 2 2.0 -2.7 1.2 

BZX84C5V6 Z3 5.6 5.2 6.0 5 40 400 1.0 1 2.0 -2.0 2.5 

BZX84C6V2 Z4 6.2 5.8 6.6 5 10 150 1.0 3 4.0 0.4 3.7 

BZX84C6V8 Z5 6.8 6.4 7.2 5 15 80 1.0 2 4.0 1.2 4.5 

BZX84C7V5 Z6 7.5 7.0 7.9 5 15 80 1.0 1 5.0 2.5 5.3 

BZX84C8V2 Z7 8.2 7.7 8.7 5 15 80 1.0 0.7 5.0 3.2 6.2 

BZX84C9V1 Z8 9.1 8.5 9.6 5 15 100 1.0 0.5 6.0 3.8 7.0 

BZX84C10 Z9 10 9.4 10.6 5 20 150 1.0 0.2 7.0 4.5 8.0 

BZX84C11 Y1 11 10.4 11.6 5 20 150 1.0 0.1 8.0 5.4 9.0 

BZX84C12 Y2 12 11.4 12.7 5 25 150 1.0 0.1 8.0 6.0 10.0 

BZX84C13 Y3 13 12.4 14.1 5 30 170 1.0 0.1 8.0 7.0 11.0 

BZX84C15 Y4 15 13.8 15.6 5 30 200 1.0 0.1 10.5 9.2 13.0 

BZX84C16 Y5 16 15.3 17.1 5 40 200 1.0 0.1 11.2 10.4 14.0 

BZX84C22 Y8 22 20.8 23.3 5 55 250 1.0 0.1 15.4 16.4 20.0 

BZX84C24 Y9 24 22.8 25.6 5 70 250 1.0 0.1 16.8 18.4 22.0 

BZX84C27 Y10 27 25.1 28.9 2 80 300 0.5 0.1 18.9 21.4 25.3 

BZX84C30 Y11 30 28.0 32.0 2 80 300 0.5 0.1 21.0 24.4 29.4 

BZX84C33 Y12 33 31.0 35.0 2 80 325 0.5 0.1 23.1 27.4 33.4 

BZX84C36 Y13 36 34.0 38.0 2 90 350 0.5 0.1 25.2 30.4 37.4 

BZX84C39 Y14 39 37.0 41.0 2 130 350 0.5 0.1 27.3 33.4 41.2 

BZX84C43 Y15   43    40.0  46.0    2     100      700     1 0.1          32 10 12 

BZX84C18 Y6 18 16.8 19.1 5 45 225 1.0 0.1 12.6 12.4 16.0 

BZX84C20 Y7 20 18.8 21.2 5 55 225 1.0 0.1 14.0 14.4 18.0 

 

■ Electrical Characteristics Ta = 25℃
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UNIT
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