10 9 8

3 2 1

=== 0.5 TERMINAL
0 ’_ 0,0 o | AREA
i :‘f:;:i'

a % @ 2.8 TERMINAL
| 2 AREA

WIRE DRESS COVER OPTION

ELV & RoHS COMPLIANT

A
i WIRE TIE UP HOLE WIRE TIE UP HOLE
FOR SHORT WIRE FOR LONG WIRE
DRESS COVER DRESS COVER
— ‘N
% =
Y Y
SHORT WIRE DRESS COVER LONG WIRE DRESS COVER
- (67.2) _ NOTES
1. APPLICABLE TERMINAL 4. APPLICABLE DUMMY PLUG

0.5:560121 SERIES
2.8 : 560122 SERIES

0.5:560144-0115
2.8 :560145-0101

2. APPLICABLE WIRE SIZE 5. APPLICABLE WIRE DRESS COVER
A 0.5 : REFER AS-560121-001 SHORT : 560189-0101
2.8 : REFER AS-560122-001 LONG :560189-0111
3. APPLICABLE INSULATION DIAMETER
0.5: ?P1.1~1.7 mm
@ 2.8 $2.5~3.0 mm
e
@
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ELV & RoHS COMPLIANT
WIRE PULLOUT DIRECTION
2.8 TERMINAL SIDE : 560151-4832 0.5 TERMINAL SIDE : 560151-4822
2.8 TERMINAL AREA 0.5 TERMINAL AREA
PULLOUT PULLOUT
(D LEVER (6) SLIDER
(4) REAR SEAL COVER
— No.| PRODUCT NAME MATERIAL COLOR
- GROMMET SEAL 1 | INNER HOUSING PBT, UNFILLED BLACK
A
= % 2 FRONT COVER | PBT, GLASS-FILLED BLACK
[ INNER HOUSING
@ 3 ISL PBT, GLASS-FILLED | NATURAL (WHITE)
1 (9) RING SEAL 4 | REAR SEAL COVER |PBT, GLASS-FILLED BLACK
5 | OUTER HOUSING |PBT, GLASS-FILLED BLACK
j 3 1sL 6 SLIDER PA, GLASS-FILLED |NATURAL (WHITE)
— N 7 LEVER PBT, GLASS-FILLED| DARK GRAY
(2) FRONT COVER
(5) OUTER HOUSING AA 8 | GROMMET SEAL | SILICONE RUBBER DARK BLUE
SECTION 9 RING SEAL SILICONE RUBBER YELLOW
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