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Electrical
155402 1524025 Crrent rating: 1.5 AMPS
Voltage rating:125V AC
— Insulation resistance: =500mQ
Withsttanding voltage:AC 1000V MS
5017 =% 60Hz Min
N Contact rating:<<30 mQ
q9| Working temperature:—40°C~+70°C
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