
 CRS Series - High Power Anti-Surge Chip Resistor

1001

Features
■ Anti-surge
■ Wide resistance range
■ RoHS compliant*

Additional Information

Click these links for more information:

PRODUCT 
SELECTOR

TECHNICAL
LIBRARY

INVENTORY SAMPLES CONTACT

Electrical Characteristics

Characteristic CRS0805 CRS1206 CRS2010 CRS2512

Power Rating @ 70°C 0.25 W 0.5 W 1 W 2 W

Operating Temperature 
Range -55 °C to +155 °C

Maximum Working Voltage 150 V 200 V 200 V 300 V

Maximum Overload Voltage 300 V 400 V 400 V 600 V

Resistance Range / 
Temperature Coefficient

1 to 9.9 ohms         /          ±200 PPM/°C 
10 ohms to 1 megohm  /   ±100 PPM/°C

Tolerance / 
Standard Resistance Values

          1 % /  E96 + E24 
5 % /  E24  

Performance Characteristics

 Test Conditions Specification 
 Short Time Overload 2 times rated voltage or maximum  

ΔR ≤±(2 % + 0.1 Ω)    overload voltage for 5 seconds.  
 Solderability 245 ±5 °C for 3 ±0.5 seconds. Over 95 % coverage
 Resistance to  260 ±5 °C for 10 ± 1 seconds. ΔR ≤±(1 % + 0.1 Ω)   Solder Heat
  40 ±2 °C, 90 to 95 %. 
 Load Life Humidity 1.5 hours ON, 0.5 hours OFF for  ΔR ≤±(3 % + 0.1 Ω)  
  1000 hours at rated power.
   70 °C.  
 Load Life 1.5 hours ON, 0.5 hours OFF for ΔR ≤±(3 % + 0.1 Ω) 
  1000 hours at rated power.
   -55 °C (30 min.), +25 °C (2~3 min.), 
 Temperature Cycle +155 °C (30 min.), +25 °C (2~3 min.) ΔR ≤±(1 % + 0.05 Ω) 
  for five cycles.

Recommended Solder Pad Layout
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DIMENSIONS:
MM

(INCHES)

Model
Dimension

A B L

CRS0805 1.30 
(0.051)

1.15 
(0.045)

3.50 
(0.138)

CRS1206 1.80 
(0.071)

1.30 
(0.051)

4.70 
(0.185)

CRS2010 3.00 
(0.118)

1.50 
(0.059)

6.80 
(0.268)

CRS2512 3.70 
(0.146)

2.45 
(0.096)

7.60 
(0.299)
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Product Dimensions

Model
Dimension

A B C D T

CRS0805 2.00 ± 0.10 
(0.079 ± 0.004)

1.25 ± 0.10 
(0.049 ± 0.004)

0.40 ± 0.20 
(0.016 ± 0.008)

0.40 ± 0.20 
(0.016 ± 0.008)

0.50 ± 0.10 
(0.020 ± 0.004)

CRS1206 3.10 ± 0.10 
(0.122 ± 0.004)

1.60 ± 0.10 
(0.063 ± 0.004)

0.50 ± 0.20 
(0.020 ± 0.008)

0.50 ± 0.20 
(0.020 ± 0.008)

0.55 ± 0.10 
(0.022 ± 0.004)

CRS2010 5.00 ± 0.20 
(0.197 ± 0.008)

2.50 ± 0.20 
(0.098 ± 0.008)

0.60 ± 0.25 
(0.024 ± 0.010)

0.60 ± 0.25 
(0.024 ± 0.010)

0.55 ± 0.10 
(0.022 ± 0.004)

CRS2512 6.40 ± 0.20 
(0.252 ± 0.008)

3.20 ± 0.20 
(0.126 ± 0.008)

0.60 ± 0.25 
(0.024 ± 0.010)

1.80 ± 0.25 
(0.071 ± 0.010)

0.60 ± 0.15 
(0.024 ± 0.006)
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*RoHS Directive 2015/863, Mar 31, 2015 and Annex.
Specifications are subject to change without notice. Users should verify actual device performance in their specific 
applications. The products described herein and this document are subject to specific legal disclaimers as set forth on the last 
page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.

WARNING 
Cancer and Reproductive Harm
www.P65Warnings.ca.gov

DIMENSIONS:
MM

(INCHES)

https://www.bourns.com/parametric-search?Cat=Fixed%20Resistors%20-%20Chip%20Resistor
https://www.bourns.com/resources/technical-library/library-documents/multifuse-pptc-resettable-fuses-technical-library
https://www.bourns.com/inventory-search-results?PARTS=crs
https://www.bourns.com/support/request-samples
https://www.bourns.com/support/contact
https://www.bourns.com/parametric-search?Cat=Fixed%20Resistors%20-%20Chip%20Resistor
https://www.bourns.com/resources/technical-library/library-documents/multifuse-pptc-resettable-fuses-technical-library
https://www.bourns.com/inventory-search-results?PARTS=crs
https://www.bourns.com/support/request-samples
https://www.bourns.com/support/contact


Applications
■ Pulse power applications
■ High voltage applications
■ Consumer electronics
■ Telecommunications
■ Power supplies

 CRS Series - High Power Anti-Surge Chip Resistor

Surge Performance
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Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.



 CRS Series - High Power Anti-Surge Chip Resistor

Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.

Soldering Profile
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How to Order

   CRS  2512  -  F  X  -  24R3  E   LF

Model 
 CRS = Anti-Surge Chip Resistor
Size 
 0805 
 1206 
 2010 
 2512
Resistance Tolerance 
 F = ±1 % 
 J = ±5 %
TCR 
 X = ±100 PPM/°C 
 W = ±200 PPM/°C
Resistance Value 
 1% Tolerance: 
 <100 ohms ..... “R” represents decimal point (example: 24R3 = 24.3 ohms) 
 ≥100 ohms ...... First three digits are significant, fourth digit represents number of zeros to follow 
  (example: 8252 = 82.5K ohms)
 5% Tolerance: 
 <10 ohms ....... “R” represents decimal point (example: 4R7 = 4.7 ohms) 
 ≥10 ohms ........ First two digits are significant, third digit represents number of zeros to follow 
  (example: 474 = 470K ohms)
Packaging 
 E = 5,000 pieces per 7-inch reel (CRS0805, CRS1206) 
        4,000 pieces per 7-inch reel (CRS2010, CRS2512)
Termination 
 LF = Tin-plated (RoHS Compliant)



 CRS Series - High Power Anti-Surge Chip Resistor

Packaging Dimensions (Conforms to EIA RS-481A)

2.00 ± 0.05
(0.079 ± 0.002)4.00 ± 0.10

(0.157 ± 0.004)

4.00 ± 0.10
(0.157 ± 0.004)

1.50 +0.10/-0
(0.059 +0.004/-0) DIA.

A

F

W

B

1.2 ± 0.15
(0.047 ± 0.006)

1.75 ± 0.10
(0.069 ± 0.004)

TOP TAPE

EMBOSSED TAPE

RESISTOR

USER DIRECTION OF FEED

2.0 ± 0.5
(0.079 ± 0.020)178.2 ± 2.0

(7.016 ± 0.079)
DIA.

20.0
(0.787)

DIA.MAX.

G

T

60.0 ± 0.5
(2.362 ± 0.020)

13.0 ± 0.5
(.512 ± .020)

DIA.

DIMENSIONS:
MM

(INCHES)

Model
Dimension

A B F W

CRS0805 1.65 ± 0.20 
(0.065 ± 0.008)

2.40 ± 0.20 
(0.094 ± 0.008)

3.50 ± 0.05 
(0.138 ± 0.002)

8.00 ± 0.30 
(0.315 ± 0.012)

CRS1206 2.00 ± 0.20 
(0.079 ± 0.008)

3.60 ± 0.10 
(0.142 ± 0.004)

3.50 ± 0.05 
(0.138 ± 0.002)

8.00 ± 0.30 
(0.315 ± 0.012)

CRS2010 2.80 ± 0.20 
(0.110 ± 0.008)

5.50 ± 0.20 
(0.217 ± 0.008)

5.50 ± 0.05 
(0.217 ± 0.002)

12.00 ± 0.30 
(0.472 ± 0.012)

CRS2512 3.50 ± 0.20 
(0.138 ± 0.008)

6.70 ± 0.20 
(0.264 ± 0.008)

5.50 ± 0.05 
(0.217 ± 0.002)

12.00 ± 0.30 
(0.472 ± 0.012)

Model Pcs.  
per Reel

Dimension
G T (MAX.)

CRS0805
5,000 10.00 ± 1.50 

0.394 ± 0.059)
20.00 

(0.587)CRS1206
CRS2010

4,000 13.80 ± 1.50 
(0.543 ± 0.059)

16.70
(0.657)CRS2512

Specifications are subject to change without notice.
Users should verify actual device performance in their specific applications. 
The products described herein and this document are subject to specific legal disclaimers as set forth on the last page of this document, and at www.bourns.com/docs/legal/disclaimer.pdf.

Asia-Pacific: Tel: +886-2 2562-4117 • Email: asiacus@bourns.com
EMEA: Tel: +36 88 885 877 • Email: eurocus@bourns.com
The Americas: Tel: +1-951 781-5500 • Email: americus@bourns.com
www.bourns.com
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Legal Disclaimer Notice

This legal disclaimer applies to purchasers and users of Bourns® products manufactured by or on behalf of Bourns, Inc. and 

Unless otherwise expressly indicated in writing, Bourns® products and data sheets relating thereto are subject to change 

and complete before placing orders for Bourns® products.

The characteristics and parameters of a Bourns® product set forth in its data sheet are based on laboratory conditions, and 
statements regarding the suitability of products for certain types of applications are based on Bourns’ knowledge of typical 
requirements in generic applications.  The characteristics and parameters of a Bourns®

® product with other components 
® 

the actual performance of the Bourns®

 

® product as meeting the requirements of a particular industry 

®

of Bourns® products are responsible for ensuring compliance with safety-related requirements and standards applicable to 

Bourns®

on a case-by-case basis, use of any Bourns®

®

®

® 

®

Bourns®

® standard products that are suitable for use in aircraft 

® standard 

the user’s sole risk.

® custom products shall be negotiated on a case-by-case basis by Bourns 
and the user for which such Bourns®

® standard products shall 
also apply to such Bourns® custom products.

Users shall not sell, transfer, export or re-export any Bourns®

Bourns®

 
® products and Bourns technology and technical data may not under any circumstance be 

exported or re-exported to countries subject to international sanctions or embargoes.  Bourns® products may not, without 
 

bilingual versions are available at:
Web Page: http://www.bourns.com/legal/disclaimers-terms-and-policies
         PDF: http://www.bourns.com/docs/Legal/disclaimer.pdf



Mouser Electronics
  

Authorized Distributor
 
  

Click to View Pricing, Inventory, Delivery & Lifecycle Information:
 
 
 
 Bourns:   

  CRS2010-FW-4R99ELF  CRS1206-FW-1R00ELF  CRS1206-FX-4701ELF  CRS0805-JX-102ELF  CRS2010-FX-

1001ELF  CRS2512-FX-1002ELF  CRS0805-JX-100ELF  CRS1206-FX-1002ELF  CRS2010-FX-10R0ELF  CRS2010-

FX-1004ELF  CRS2512-FX-1004ELF  CRS2512-FX-1000ELF  CRS0805-FW-1R00ELF  CRS2010-FX-47R0ELF 

CRS1206-FX-1000ELF  CRS2010-JW-4R7ELF  CRS1206-FX-1004ELF  CRS2512-FW-1R00ELF  CRS2010-FX-

4701ELF  CRS1206-JX-103ELF  CRS2512-JX-102ELF  CRS2010-FX-1000ELF  CRS1206-FX-1001ELF  CRS2512-FX-

1001ELF  CRS0805-FX-1000ELF  CRS2512-FX-47R0ELF  CRS0805-FX-1001ELF  CRS2512-JW-4R7ELF  CRS0805-

JW-3R3ELF  CRS2512-FW-3R30ELF  CRS1206-FW-3R30ELF  CRS0805-FX-1004ELF  CRS2512-FX-10R0ELF 

CRS0805-FX-10R0ELF  CRS1206-FX-33R0ELF  CRS1206-FX-3003ELF  CRS2512-JX-100ELF  CRS0805-FX-

1002ELF  CRS1206-JX-101ELF  CRS2010-JX-100ELF  CRS1206-JX-100ELF  CRS2010-FX-2402ELF  CRS1206-FX-

1180ELF  CRS0805-FX-3302ELF  CRS0805-FX-4701ELF  CRS0805-FX-8201ELF  CRS1206-FX-1623ELF  CRS2512-

FW-4R02ELF  CRS2512-FX-27R0ELF  CRS1206-FX-2491ELF  CRS0805-FX-15R0ELF  CRS0805-FX-75R0ELF 

CRS1206-FX-2202ELF  CRS1206-FX-4702ELF  CRS1206-FX-47R0ELF  CRS1206-JW-3R0ELF  CRS2010-FX-

1002ELF  CRS2512-FW-3R90ELF  CRS2512-FX-5110ELF  CRS2512-FX-7500ELF  CRS2010JX332ELF 

CRS2512JX471ELF  CRS0805-FW-6R20ELF  CRS2512-JW-3R3ELF  CRS0805-JX-241ELF  CRS2512-FX-1800ELF

https://www.mouser.com/bourns
https://www.mouser.com/access/?pn=CRS2010-FW-4R99ELF
https://www.mouser.com/access/?pn=CRS1206-FW-1R00ELF
https://www.mouser.com/access/?pn=CRS1206-FX-4701ELF
https://www.mouser.com/access/?pn=CRS0805-JX-102ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1001ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1001ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1002ELF
https://www.mouser.com/access/?pn=CRS0805-JX-100ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1002ELF
https://www.mouser.com/access/?pn=CRS2010-FX-10R0ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1004ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1004ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1004ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1000ELF
https://www.mouser.com/access/?pn=CRS0805-FW-1R00ELF
https://www.mouser.com/access/?pn=CRS2010-FX-47R0ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1000ELF
https://www.mouser.com/access/?pn=CRS2010-JW-4R7ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1004ELF
https://www.mouser.com/access/?pn=CRS2512-FW-1R00ELF
https://www.mouser.com/access/?pn=CRS2010-FX-4701ELF
https://www.mouser.com/access/?pn=CRS2010-FX-4701ELF
https://www.mouser.com/access/?pn=CRS1206-JX-103ELF
https://www.mouser.com/access/?pn=CRS2512-JX-102ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1000ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1001ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1001ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1001ELF
https://www.mouser.com/access/?pn=CRS0805-FX-1000ELF
https://www.mouser.com/access/?pn=CRS2512-FX-47R0ELF
https://www.mouser.com/access/?pn=CRS0805-FX-1001ELF
https://www.mouser.com/access/?pn=CRS2512-JW-4R7ELF
https://www.mouser.com/access/?pn=CRS0805-JW-3R3ELF
https://www.mouser.com/access/?pn=CRS0805-JW-3R3ELF
https://www.mouser.com/access/?pn=CRS2512-FW-3R30ELF
https://www.mouser.com/access/?pn=CRS1206-FW-3R30ELF
https://www.mouser.com/access/?pn=CRS0805-FX-1004ELF
https://www.mouser.com/access/?pn=CRS2512-FX-10R0ELF
https://www.mouser.com/access/?pn=CRS0805-FX-10R0ELF
https://www.mouser.com/access/?pn=CRS1206-FX-33R0ELF
https://www.mouser.com/access/?pn=CRS1206-FX-3003ELF
https://www.mouser.com/access/?pn=CRS2512-JX-100ELF
https://www.mouser.com/access/?pn=CRS0805-FX-1002ELF
https://www.mouser.com/access/?pn=CRS0805-FX-1002ELF
https://www.mouser.com/access/?pn=CRS1206-JX-101ELF
https://www.mouser.com/access/?pn=CRS2010-JX-100ELF
https://www.mouser.com/access/?pn=CRS1206-JX-100ELF
https://www.mouser.com/access/?pn=CRS2010-FX-2402ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1180ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1180ELF
https://www.mouser.com/access/?pn=CRS0805-FX-3302ELF
https://www.mouser.com/access/?pn=CRS0805-FX-4701ELF
https://www.mouser.com/access/?pn=CRS0805-FX-8201ELF
https://www.mouser.com/access/?pn=CRS1206-FX-1623ELF
https://www.mouser.com/access/?pn=CRS2512-FW-4R02ELF
https://www.mouser.com/access/?pn=CRS2512-FW-4R02ELF
https://www.mouser.com/access/?pn=CRS2512-FX-27R0ELF
https://www.mouser.com/access/?pn=CRS1206-FX-2491ELF
https://www.mouser.com/access/?pn=CRS0805-FX-15R0ELF
https://www.mouser.com/access/?pn=CRS0805-FX-75R0ELF
https://www.mouser.com/access/?pn=CRS1206-FX-2202ELF
https://www.mouser.com/access/?pn=CRS1206-FX-4702ELF
https://www.mouser.com/access/?pn=CRS1206-FX-47R0ELF
https://www.mouser.com/access/?pn=CRS1206-JW-3R0ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1002ELF
https://www.mouser.com/access/?pn=CRS2010-FX-1002ELF
https://www.mouser.com/access/?pn=CRS2512-FW-3R90ELF
https://www.mouser.com/access/?pn=CRS2512-FX-5110ELF
https://www.mouser.com/access/?pn=CRS2512-FX-7500ELF
https://www.mouser.com/access/?pn=CRS2010JX332ELF
https://www.mouser.com/access/?pn=CRS2512JX471ELF
https://www.mouser.com/access/?pn=CRS0805-FW-6R20ELF
https://www.mouser.com/access/?pn=CRS2512-JW-3R3ELF
https://www.mouser.com/access/?pn=CRS0805-JX-241ELF
https://www.mouser.com/access/?pn=CRS2512-FX-1800ELF

