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Symbol - mm

min nom max

A 1.35 1.38 1.40

B 4.95 5.00 5.05

B1 4.90 4.95 5.00
B2 5.30 5.35 5.40
B3 1.10 1.20 1.30

C 0.40 0.42 0.45

D 9.90 10.00 10.10

E 6.50 6.60 6.70

F 1.45 1.50 1.55

G 0.70 0.75 0.80

H 7.30 7.40 7.50

| 1.40 1.50 1.60

11 0.65 0.70 0.75
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Symbol SPEC(mm) Symbol SPEC(mm)
AO 7.00£0.10 N 100
DO $1.50"" T1 16
D1 $1.50"™ T2 20
E 1.75+0.10 W 330
F 7.50%+0.05
KO 1.48+0.05
PO 4.00+0.10
P1 8.00+0.10
P2 2.00%+0.10
T 0.25+0.05
16.00°”"
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