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SPECIFICATIONS

PARAMETERS VALUES UNITS

DIRECTIVITY OMNI

-

SENSITIVTY -46 ± 3 dB

STANDARD OPERATING VOLTAGE 1.5 Vdc

MAX OPERATING VOLTAGE 10 Vdc

CURRENT CONSUMPTION (MAX)

0.5 mA

IMPEDANCE 2.2 KOhm

SIGNAL TO NOISE RATIO (MIN.)

>56 dB

TERMINAL

SOLDER 

PAD

-

INTERNAL CAPACITOR N/A

pF

NOTES:

 

1. ALL DIMENSIONS ARE IN MILLIMETERS.

 

2. SPECIFICATIONS SUBJECT TO CHANGE OR WITHDRAWL

     WITHOUT NOTICE.

 

3. THIS PART IS RoHS 2002/95/EC COMPLIANT.
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4.50.2
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TERM 2 (-)
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