SMD Glass Passivated Bridge Rectifiers Cornch]p
ABS210-HF

Reverse Voltage: 1000 Volts Y,

Forward Current: 2.0 A
RoHS Device
Halogen Free

ABS/LBF
Features 3
0.028(0.70)
0.020(0.50)
- High surge current capability. ~ 4
- Designed for surface mount application.
. U
Mechanical data V] ez | 2
0.150(3.80)
- Case: ABS/LBF, molded plastic.
- Terminals: Solderable per MIL-STD-750,
method 2026. 0.205(5.20) 0.008(0.20)
0.193(4.90)

Circuit Diagram

Dimensions in inches and (millimeter)

Maximum Rating and Electrical Characteristics

Rating at TA=25°C, unless otherwise noted.
Single phase, half wave, 60Hz, resistive or inductive load.
For capacitive load, derate current by 20%.

Parameter Symbol ABS210-HF Unit
Maximum repetitive peak reverse voltage VRRM 1000 \
Maximum RMS voltage VRMS 700 \
Maximum DC blocking voltage Vbc 1000 \%

Average rectified output current
at Tc=115°C

lo 2.0 A

Peak forward surge current, 8.3ms single
half sine-wave, superimposed on rated load IFsm 55 A
(JEDEC Method)

Forward voltage per element  @Ir=2.0A VF 1.0 \%
Maximum DC reverse current @T=25°C | 5.0 A
at rated DC blocking voltage ~ @Tu=125°C R 100 .
Typical junction capacitance (Note 1) Cj 25 pF

X X ReJA 60
Typical thermal resistance (Note 2) °C/W

Resc 16

Operating and storage temperature range Ty, TstG -55 to +150 °C

Notes: 1. Mounted at 1MHz and applied reverse voltage of 4V D.C.
2. Mounted on glass epoxy PC board with 4 x 1.5" x 1.5" (3.81 x3.81 cm) copper pad.
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SMD Glass Passivated Bridge Rectifiers

Rating and Characteristic Curves (ABS210-HF)
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Fig.1 - Average Rectified Output Current
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Fig.2 - Typical Reverse Characteristics
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SMD Glass Passivated Bridge Rectifiers Cornch]p

SMD Diode Specialist

Reel Taping Specification
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Direction of Feed

SYMBOL A B C d D D1 D2
ABS/LBF (mm) 531£040 | 670040 | 1594010 | 150£0.10 | 330£200 | 75:1.00 | 13.00£0.20

(inch) 0.209 £0.004 | 0.264 +0.004 | 0.063 +0.004 | 0.059£0.004 | 12.992 £ 0.079 | 2.953 +0.039 | 0.512+0.008

SYMBOL E F P Po P1 T w Wi
14.70 + 2.00
-1.00

ABS/LBF (mm) 1.75+010 | 550+0.05 | 8.00+010 | 4.00+010 | 200£0.05 | 0.26+0.05 | 12.00+0.30

(inch) | 0.069.£0.004 | 0.217:0.002 | 0.315£0.004 | 0.157+0.004 | 0.079+0002 | 0010+0.002 | 0.4720012 | 0579+ 0078
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SMD Glass Passivated Bridge Rectifiers Cornch]p

SMD Diode Specialist

Marking Code

Part Number Marking code |_| |_|
ABS210-HF ABS210 - +
ABS210
XXXX

]

xxxx = Control code

Suggested PAD Layout

l Cc |
ABS/LBF [« q
SIZE
(mm) (inch) 3
A 2.00 0.079
D
B 1.00 0.039
v

o [em [} o7 -
D 4.00 0.157 }‘T’{

Note: 1. The pad layout is for reference purpose only.

Standard Packaging

REEL PACK
Case Type REEL Reel Size
(pcs) (inch)
ABS/LBF 5,000 13
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