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- MATERIALS: HOUSING - LIQUID CRYSTAL POLYMER (LCP), GLASS-FILLED,
ULS4V-0, COLOR: BLACK,
TERMINAL - PHOSPHOR BRONZE.

2. FINISHES: SELECTIVE GOLD (Au) IN CONTACT AREA, 0,00076mm MIN,

THICKNESSy SELECTIVE TIN (Sb) IN TAIL AREA;
NICKEL (NI) OVERALL.

3. THIS PART CONFORMS TO MOLEX PRODUCT SPECIFICATION
PS-73670-9999.

4. FOR MIXED CONTACT MATING LENGTHS, CONSULT FACTORY FOR
AVAILABILITY,

5. FOR SPECIFIC MATERIAL NUMBERS, REFER TO SHEET 2.

6. PACKAGE PER PK-70873-0818.

7. PARTS MARKED WITH PART NUMBER AND DATE CODE, ON EITHER SIDE,
APPROXIMATELY WHERE SHOWN.
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MATERIAL NUMBER OF . - "
NUMBER  |SIGNAL CONTACTS PLATING DIM SAT] DIME BT DIM M
73044 -70%x 12 SELECTIVE GOLD/SELECTIVE TIN 31.60 22.00 5.00
F| 73644 -71xx 72 SELECTIVE GOLD/SELECTIVE TIN 31.60 22.00 5.50
7304477 %% 12 SELECTIVE GOLD/SELECTIVE TIN 31,60 22.00 6.00
73644 -60%x% 144 SELECTIVE GOLD/SELECTIVE TIN 55.60 46.00 5.00
73644 -B1%x 144 SELECTIVE GOLD/SELECTIVE TIN 55,60 46,00 5.50
73644 -62xx% 144 SELECTIVE GOLD/SELECTIVE TIN 55.60 46.00 6.00 MATERIAL NUMBER ASSIGNMENT
E (3644- % * *x *
7 = 72-CIRCUIT, GOLD/TIN j
— 6 = 144-CIRCUIT, GOLD/TIN
GUIDE POST|POLAR KEY
NUMBER LOCATION | POSITION
00 B
0 0 = 5.00 MATING LENGTH 0] A A
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REF. MATERIAL NUMBER 73644-0009 REF. MATERIAL NUMBER 73644-0008 I A N/ A
GUIDE PIN IS IN LOCATION A GUIDE PIN IS IN LOCATION B 8 N/A
B POLARIZING KEY IS IN LOCATION B, POSITION E POLARIZING KEY IS IN LOCATION A, POSITION E
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