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C-MOS QUAD SPST ANALOG SWITCH

■ GENERAL DESGRI PT I ON
The NJU7301 is a quad break-before-make SPST analog

switch protected up to 44V operating voltage.
Each switch is control led by TTL or C-MOS compatible

input.

■ PACKAGE OUTLINE

｀｀ 
NJU7301D NJU7301M 

■ FEATURES
● High Break Down Voltage
● Package Out I i ne
● G-MOS Technology

■PIN CONFIGURATION
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* Logic input threshold voltage VTH is about v+ x O. 128(V).
When the designing, enough marnin is required.
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■TERMINAL DESCRIPTION

No. SYMBOL F U N C T I O N No. SYMBOL FU N CTIO N 

1 IN1 Control Signal Input ， IN3 Control Signal Input 

2 D1 10 D3 
Input/Output 1 Input/Output 3 

3 S1 11 S3 

4 V― Negative (V―) 12 NC Non Connection 
Power Supply 

5 GND Ground 13 v+ Positive (V+) 
Power Supply 

6 S4 14 S2 

回
Input/Output 4 Input/Output 2 

7 D4 15 D2 

8 IN4 Control Signal Input 16 IN2 Control Signal Input 

■ABSOLUTE MAXIMUM RATINGS
(Ta=25℃) 

P A R A M E T E R SYMBOL R A T I N G S UNIT 
v+ - V― 44 

Supply Voltage v+ - GND 19 V 

GND - V― 25 

Input Voltage V 1, Vs, Vo V―-0.5 ~ Vヰ0.5 * V 

I I 30 

Input Current ls.In Continuous 20 mA 

P
（ 
eak Value 70 
PW=1 ms, DutyO. 1) 

Power Dissipation PD 500 (DIP) 200 (DMP) 哺

Operating Temperature Range Topr 0 ~ + 70 ℃ 

Storage Temperature Range Tstg - 65 ~ + 125 ℃ 

* v++0.5V must be 44V or less.
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■証ASUREMENT CIRCUITS

(1) Tum-on/Turn-off Time
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(3) Off Isolation (4) Channel-To-Channel Crosstalk
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[CAUTION] 
The specifications on this databook are only 

given for information , without any guarantee 
as regards either mistakes or omissions. The 
application circuits in this databook are 
described only to show representative usages 
of the product and not intended for the 
guarantee or permission of any right including 
the industrial rights. 
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