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B Surface Mount Transient Voltage Suppressor

B Features

@ Peak Power up to 200 Watts @ 8 x 20 u s Pulse

® Low Leakage 1.Cathode
@ Response Time is Typically< 1 ns 1 2.Anode
@® ESD Rating of Class 3 (> 16 kV) per Human Body Model W Simplified outline(SOD-523)

1412

B Absolute Maximum Ratings Ta = 25C

Parameter Symbol Rating Unit
ESD Voltage
Per Human Body Model 16 KV
Per Machine Model 400 V
Electrostatic discharge
IEC61000-4-2 Air discharge 30 KV
IEC61000-4-2 ContactAir discharge 30
Electrostatic discharge
IEC61000-4-4 40 A
Total Power Dissipation on FR-5 Board*1, @ TA = 25C Po 100 mw
Junction Temperature Range TL 260(10s)
Lead Solder Temperature -Maximum Ty 150
Storage Temperature Range Tstg -55 to +150

*1FR-5=1.0X0.75 X 0.62 in.

M Electrical Characteristics (Ta = 25°C unless otherwise noted, VF= 0.9 V Max. @ Ir = 10 mA for all types)

Dovce | VRNV g\‘;xM vero@ 12 | It @\I/Sé\zl;fzm @Vl\‘jl(e\]i)llp pp(A) *1| Pecewy 1| c(pF)

Max Max Min mA Typ Max Max Max Typ
ESD522.5 25 6.0 4.0 10 6.5 10.9 10 | 120 145
ESD523.3 33 0.05 5.0 10 8.4 14.1 112 | 158 105
ESD575.0 5.0 0.05 6.2 10 1.6 18.6 9.4 174 80
ESD526.0 6.0 0.01 6.8 1.0 12.4 20.5 8.8 181 70
ESD527.0 7.0 0.01 75 10 135 227 8.8 200 65

* 1. Surge current waveform per Fig.1
2. VBR is measured with a pulse test current IT at an ambient temperature of 25°C.

B Marking
TYPE ESD5Z72.5 ESD573.3 ESD575.0 ESD576.0 ESD577.0
Marking ZD ZE ZF ZG ZH
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B Typical Characteristics
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Figure 1. 8 x 20 pus Pulse Waveform
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Package Outline

SOD-523

Plasticsurface mounted package;2leads

< ALL ROUND

<
S | [
| ' =
D

UNIT bp C D He \Y yd

0.70 0.4 0.135 1.25 0.85 1.7 o
™M | 060 | 03 |0100 | 115 | 075 | 15 | 1 °

Summary of Packing Options
Package Packing Description Packing Quantity Industry Standard
SOD-523 Tape/Reel,7”reel 3000 EIA-481-1
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