
NOTE:
1 TECHNICAL PARAMETER：
1.1 RATINGS：0.5A/50V (DC AC)
1.2 CONTACT RESISTANCE：30MΩ MAX.
1.3 INSULATION RESISTANCE：100MΩ MIN
1.4 WITHSTAND VOLTAGE：500V AC/MINUTE
1.5 WORKING TEMPERATURE：-40°C ~ +105°C
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Cricuit 1

XX表示PIN数

RECOMMENDED PCB PATTERN DIM.
TOLERANCE:±0.05

F0502-ZV-xx-59G-R

F0502-ZV-xx-59G-R

FPC CONNECTORS


