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Parameter
Model Number

Polarization
Impedance

VSWR
Power

Pigtail Length, Lc
RF Connector
Cable Type

Radome
Material Substance Compliance

Flame Retardancy
Operating Temperature Range
Storage Temperature Range

IK Rating
IP Rating

Antenna Weight

Frequency

Peak Gain

Elevation Plane 3dB Beamwidth

Performance
SMS69273-91NF
698 - 806 MHz
824 - 894 MHz
925  - 960 MHz

1710 - 1885 MHz
1920 - 1980 MHz
2110 - 2170 MHz
2500 - 2690 MHz

698 - 960 MHz Gain = 0.8 dBi
1700-2200 MHz Gain = 0.2 dBi

60° @ 698 - 960 MHz
50° @ 1700 - 2200 MHz
40° @ 2500 - 2700 MHz

2500-2700 MHz Gain = 0.2 dBi
Linear, Vertical

50Ω

3 Watts
910mm +/- 18mm 

2.0:1 Max.

N-Type, Female
LMR-195 or Equivalent

PC, UV stabilized, Black

Approx. 0.75 kg

ROHS
UL-94 V0

-40°C to +70°C
-40°C to +70°C

IP-67
IK 08
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