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REVISION: G
DATE: 2017/02/06

RELEASE STATUS P1 RELEASE DATE 2018/09/27 14:36:56

TABLE 1
ITEM QTY COMPONENT MATERIAL FINISH

1 4/5/8/12 CONTACT M12 MALE BRASS SELECTIVE GOLD
OVER NICKEL

2 - POTTING MATERIAL WEVO -
3 1 INSERT U12 MALE XP BLACK ULTRAMID -
4 1 SHELL M12MA/M16MA BM BRASS NICKEL PLATED
5 1 NUT M16x1.5 BRASS NICKEL PLATED
6 1 GASKET BLACK EPDM -
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TABLE 3
MOLEX PN: 1200845180 1200845181 1200840047 1200845182 1201090036
ENGINEERING NO.: WR4W460003 WR5W460003 WR8W460003 WRCW460003

LAYOUT:

POLES: 4 POLES 5 POLES 8 POLES 12 POLES 4 POLES
VOLTAGE RATING: 250V 60V 30V 30V 250V
CODING A - Code A - Code A - Code A - Code D - Code
AMPERE RATING: 4A 4A 2A 1.5A 4A

PROTECTION CLASS: CONNECTOR INTERFACE: IP 67/69K (IN MATED CONDITION)
SHELL TO ENCLOSURE: IP 67/69K (WHEN PROPERLY INSTALLED)

OPERATING TEMPERATURE: -25°C / +85°C
UL CERTIFICATION: FILE NO. E152210
CSA CERTIFICATION: FILE NO. LR6837
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MOLEX P/N ENGINEERING NR. DESCRIPTION
1200845180 WR4W460003 REC U12 4P AC MA M16 BM SOL BRA AU
1200845181 WR5W460003 REC U12 5P AC MA M16 BM SOL BRA AU
1200840047 WR8W460003 REC U12 8P AC MA M16 BM SOL BRA AU
1200845182 WRCW460003 REC U12 12P AC MA M16 BM SOL BRA AU
1201090036 - REC U12 4P DC MA M16 BM SOL BRA AU
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