
POLYTRON POWER SUPPLIES - TW3 Series



Selection Guide

1.8 & 3 Watt Single & Dual Output DC/DC Converters TW1.8, TW3 Series

(Continued)

Mechanical Specifications

Input Voltage
Nominal

Output
Voltage

Output
Current

Model Number 

(Vdc) (Vdc) (mA, Max) 
5 360 TW1.8-5S5
5 600 TW3-5S5
9 250 TW1.8-5S9
9 334 TW3-5S9
12 150 TW1.8-5S12
12 250 TW3-5S12
15 120 TW1.8-5S15
15 200 TW3-5S15
5 360 TW1.8-12S5
5 600 TW3-12S5
9 250 TW1.8-12S9
9 334 TW3-12S9
12 150 TW1.8-12S12
12 250 TW3-12S12
15 120 TW1.8-12S15
15 200 TW3-12S15
5 360 TW1.8-24S5
5 600 TW3-24S5
9 250 TW1.8-24S9
9 334 TW3-24S9
12 150 TW1.8-24S12
12 250 TW3-24S12
15 120 TW1.8-24S15
15 200 TW3-24S15
5 360 TW1.8-48S5
5 600 TW3-48S5
9 250 TW1.8-48S9
9 334 TW3-48S9
12 150 TW1.8-48S12
12 250 TW3-48S12
15 120 TW1.8-48S15
15 200 TW3-48S15
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Pin SINGLE DUAL
1 +Vin +Vin
2 NC -Vout
3 NC Common

10 -Vout Common
11 +Vout +Vout
12 -Vin -Vin
13 -Vin -Vin
14 +Vout +Vout
15 -Vout Common
22 NC Common
23 NC -Vout
24 +Vin +Vin

I/O Connections

Input Voltage
Nominal

Output
Voltage

Output
Current

Model Number 

(Vdc) (Vdc) (mA, Max) 
±5 ±180 TW1.8-5-5
±9 ±100 TW1.8-5-9
±9 ±167 TW3-5-9

±12 ±75 TW1.8-5-12
±12 ±125 TW3-5-12
±15 ±60 TW1.8-5-15
±15 ±100 TW3-5-15
±5 ±180 TW1.8-12-5
±5 ±300 TW3-12-5

±12 ±75 TW1.8-12-12
±12 ±125 TW3-12-12
±15 ±60 TW1.8-12-15
±15 ±100 TW3-12-15
±5 ±180 TW1.8-24-5
±5 ±300 TW3-24-5

±12 ±75 TW1.8-24-12
±12 ±125 TW3-24-12
±15 ±60 TW1.8-24-15
±15 ±100 TW3-24-15
±5 ±180 TW1.8-48-5
±5 ±300 TW3-48-5

±12 ±75 TW1.8-48-12
±12 ±125 TW3-48-12
±15 ±60 TW1.8-48-15
±15 ±100 TW3-48-15
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All Dimensions are in inches (mm)
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