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NOTES:

MATERIAL
 1.Insulator Material:Glass-filled thermoplastic PBT,UL94V-0
 2.Insulator color :Black
 3.Shell :Steel, 100 μ"  Tin Over 50μ"  min Copper
 4.Contact: Brass
 5.Housing: Zytel FR-50 UL94V-0, Standard colour black
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File No.: E198287

1.Contact Resistance: 30mOhm max. at DC 100mA
2.Insulator Resistance: 1000MOhm Min. at DC 500V
3.Current Rating: 3 AMP
4.Dielectric Withstanding Voltage: AC 500V for 1 minute

Male

1/4

Order Code:
               A-DxCR/xx/FZ

Contact style:
F - Female
S - Male

No. of Contacts
09 / 15 / 25 / 37 / 50

1 Update operate temperature and dim. Xavier17.05.2019

OPERATING TEMPERATURE: -55°C to +105°C

Add 50 position for female type
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1.Contact Resistance: 30mOhm max. at DC 100mA
2.Insulator Resistance: 1000MOhm Min. at DC 500V
3.Current Rating: 3 AMP
4.Dielectric Withstanding Voltage: AC 500V for 1 minute
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Contact style:
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