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SECTION A-A

LUMEX

Creating LED and LCD Solutions Together™

425 N. GARY AVE.
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PHONE : 800-278-5666

FAX : 630-315-2150

WEB : WWW.LUMEX.COM

3.2(L)*2.8(W)*1.9(H)mm, SURFACE MOUNT TOP VIEW LED, 610 ORANGE, WATER CLEAR LENS, TAPE & REEL.
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