
High strength impact Rodome

Rugged insert Molded Design

O-ring must be in place during
installation ground plane 
or surface
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82.6(H)X36.5(Dia.)mm (Excludes Gasket Height)Antenna Dimension  
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Electrical SPEC
Item Model Number Antenna 

Color Frequency VSWR  Gain 
(Typical)

 Gain 
(Max)

Input 
Impedance Polarization 

1 UTRA4502S3NW-001 WHITE 450-512 MHz <2.5:1  3.7 dBi  4.1 dBi 50 ohm Vertical

2 UTRA4502S3NB-001 BLACK 450-512 MHz <2.5:1  3.7 dBi 4.1 dBi 50 ohm Vertical

*Tested on 2ft  x 2ft Ground Plane

REVISIONS

NOITPIRCSEDENOZ#RCE.VER CHANGED 
BY/DATE

APPROVED
BY/DATE

SAELER OMA/N26430-SAI-NCE10F 31YAM 8 HYC31 YAM 8 CPTDE

36.5

© Copyright 2022    TE Connectivity Ltd.


