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5569/5557/5559
4.20mm Pitch Wire To Board And Wire To Wire Connector

额定电压 Rated voltage: 300V AC，DC
额定电流 Rated current: 9A AC,DC
接触电阻 Contact resistance: 20mΩ max

 min绝缘电阻 Insulation resistance: 1000MΩ
耐压 Withstand volage: 1500V AC/minute
环境温度 Ambient temperature:-40℃～+105℃
适用线规 Wire range: AWG#28～#16
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SCALE:  N/A

    4.20 mm Pitch

Wire To Board  Wafer

TITLE:

PART NO:

Material : Nylon UL94V-0（2）.

Mates with DL42008-YM  Series Housing.

Available in 02 through 12 Circuits.

1.14mm Square Pin.

Pin Material : Brass / Tin-Plated.
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    4.20 mm Pitch

Wire To Board  Wafer

TITLE:

PART NO:

Material : Nylon UL94V-0（2）.

Mates with DL42008-YM  Series Housing.

Available in 02 through 12 Circuits.

1.14mm Square Pin.

Pin Material : Brass / Tin-Plated.

NOTES

Circuits
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   4.20 mm Pitch

Wire To Board  Wafer

TITLE:

PART NO:

Material : Nylon UL94V-0（2）.

Mates with DL42008-YM  Series Housing.

Available in 02 through 12 Circuits.

1.14mm Square Pin.

Pin Material : Brass / Tin-Plated.
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NOTES

Mates with DL42007 Series Housing.

Accepts DL42002-T Crimp Terminal.

Available in 02 through 12 Circuits.

Material : Nylon UL94V-0(2).
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Thickness:  0.2 mm.

NOTES

Insulation O.D.=0.9～3.1mm.

Accepts AWG #28～14 Wire Range.

Material : Phosphor Bronze .

Used in DL42002-Y Series Housing.

3.2改2.6 2010.10.26
LIU BING

2016.6.27 Wuhui

DATE:2021/9/27

DATE:2021/9/27

1.7±0.1
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A2B1A1

5556-T-03

Dimension mm

TYPE

16-20

适用线规

  AWG#

1.52.5 1.52.05556-T-02 24-28

3.53.14.44.15556-T-04 14-18
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Thickness:  0.2 mm.

NOTES

Insulation O.D.=0.9～3.1mm.

Accepts AWG #28～14 Wire Range.

Material : Phosphor Bronze .

Used in DL42002-Y Series Housing.
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