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德利来
Connectors

技术特性/Specifications:

额定电压 Rated voltage: 250V AC，DC
额定电流 Rated current: 3A AC,DC
接触电阻 Contact resistance: 20mΩ max

 min绝缘电阻 Insulation resistance: 1000MΩ
耐压 Withstand volage: 1000V AC/minute
环境温度 Ambient temperature:-40℃～+105℃
适用线规 Wire range: AWG#28～#22

电话/TEL：+86-577-62213798

传真/FAX：+86-577-62122577

http://www.zjdll.com

2510
2.54mm Pitch Wire To Board 
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      2.54 mm Pitch
Wire To Board  Wafer
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Material : Nylon UL94V-0(2).

Mates with DL25401-Y  Series Housing.

Available in 02 through 20 Circuits.
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Material : Nylon UL94V-0(2).

Mates with DL25401-Y  Series Housing.

Available in 02 through 20 Circuits.
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Material : Nylon UL94V-0(2).

Mates with DL25401-Y  Series Housing.

Available in 02 through 20 Circuits.
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DL25401(2510)-Y

ZHE JIANG DELI CONNECTORS CO .,LTD

Mates with DL25401-A or
DL25401-AW or DL25401-AWT Series WAFER.

Accepts DL25401-T Crimp Terminal.

Available in 02 through 20 Circuits.

Material :Nylon UL94-V0(2).
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DL25401(2510)-YB

ZHE JIANG DELI CONNECTORS CO .,LTD

Mates with DL25401-A or
DL25401-AW or DL25401-AWT Series WAFER.

Accepts DL25401-T Crimp Terminal.

Available in 02 through 20 Circuits.

Material :Nylon UL94-V0(2).
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      2.54  mm Pitch
WTW Receptacle Stopper

ZHE JIANG DELI CONNECTORS CO .,LTD
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Material : Nylon UL94V-0(2).
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0.06～ 0.33 mm2 .

Insulation O.D.=1.2～1.9 mm.

Thickness:  0.2 mm.

Finish:   Tin plated.

Material : Phosphor Bronze .

Accepts AWG #28～22 Wire Range.

Used in DL25401-Y  Series Housing.
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          2.54 mm Pitch
Wire To Board Crimp Terminal

ZHE JIANG DELI CONNECTORS CO .,LTD
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