
ROHS Compliant

承  認  書
SPECIFICATION FOR APPROVA

CUSTOMER: 鹿鸣

CUSTOMER P/N: 01

CUSTOMER PART NO:
DESCRIPTION: BCRH104R-101

PRODUCTS NO:  BC REV: 01

PRODUCTS REV: A

DATE: 2017-11-27

PURCHASER CONFIRMED

REMARK

PROVIDER ENGINEER DEPT.
APPROVAL BY CHECK BY DRAWN BY

Eng Yasir daixin

誠 陽 實 業 有 限 公 司

TAIPEI OFF ICETAIWAN CHENG YANG COMPONENT CORP

2F-1, NO. 176, Chine-Yi Road., Zhonghe District, New Taipei City, TAIWAN(R.O.C)

新北市中和區建一路176號2樓之一  

POSTAL CODE: 23500

TEL NO.:+886-2- 8228-0930 FAX NO.:+886-2-8228-0929 E-mail:h21803@ms29.hinet.net

寶 誠 電 子 有 限 公 司

CHINA FACTORYZHUHAI BAO CHENG ELECTRONICSCO.,LTD

Guan Tang Industrial Park, Tang Jia Wan Town, Zhuhai City, Guangdong Province, CHINA

中國廣東省珠海市塘家灣鎮官塘工業區

POSTAL CODE: 519085

TEL NO:86-756-3383187 FAX NO:86-756-3380704 E-mail: baocheng@baocheng.biz

昆 山 誠 陽 電 子 有 限 公 司

CHINA FACTORYKUNSHAN CHENG YANG ELECTRONICSCO.,LTDP

Qiang-An Road., High-Tech. Industrial Park, Kunshan City, Jiangsu Province, China 

江蘇省昆山市高科技工業園區強安路35號

POSTAL CODE: 215300

TEL NO:86-512-57823500 FAX NO:86-512-57823503 E-mail: kscy@taiwan-chengyang.com.tw



ROHS Compliant

SPECIFICATION FOR APPROVAL
DATE: 2017-11-27

CUSTOMER: CUSTOMER PART NO: PRODUCTS REV:
鹿 鸣 A

DESCRIPTION: PRODUCTS NO:  BC REV:
BCRH104R-101 01

外形尺寸：（mm）

A： 13.5Max

B： 15.5Max

C： 4.5 ±0.5 可调整
D： 0.8±0.1

E： 5.0 ±0.5

F：
G：

H：

I：

NOTE:
1、產品无需含浸

2、产品本体外套UL TUBE

APPROVAL BY CHECK BY DRAWN BY

Eng Yasir daixin



ROHS Compliant

SPECIFICATION FOR APPROVAL
DATE: 2017-11-27

CUSTOMER: CUSTOMER PART NO: PRODUCTS REV:
鹿鸣 0 A

DESCRIPTION: PRODUCTS NO:  BC REV:
BCRH104R-101 0 01

WINDING START FINISH WIRE(mm) TURNS MARGIN
TAPE

INSULATION 
TAPE TURN

WINDING   
MOTHED

ACT 
PIN/TOP

N1 S F 2UEW-N 0.5*1P 40.5 REF / 密绕

        /

NOTE:

1.绕线需均匀，不得有破皮现象

APPROVAL BY CHECK BY DRAWN BY

Eng Yasir daixin



ROHS Compliant

SPECIFICATION FOR APPROVAL
DATE: 2017-11-27

CUSTOMER: CUSTOMER PART NO: PRODUCTS REV:
鹿鸣 0 A

DESCRIPTION: PRODUCTS NO:  BC REV:
BCRH104R-101 0 01

3.ELECTRICAL CHARACTER
TEST PROJECT SUGGEST TEST CONDITION TEST INSTRUMENTS

INDUCTANCE

(S-F) 68.0uH ±10% 1KHz/0.25V GKT-3259 OR EQUAL

 DC RESISTANCE

(S-F) 95m Ω MAX AT:@ 25±3℃ CH502B

HI-POT 

LEAKAGE  INDUCTANCE

REMARK:

APPROVAL BY CHECK BY DRAWN BY

Eng Yasir daixin



ROHS Compliant

SPECIFICATION FOR APPROVAL
DATE: 2017-11-27

CUSTOMER: CUSTOMER PART NO: PRODUCTS REV:
鹿鸣 0 A

DESCRIPTION: PRODUCTS NO:  BC REV:
BCRH104R-101 0 01

4.MATERIAL LIST
No. ITEM SPECIFICATION MATERIAL/CLASS SUPPLIER OF THE MATERIAL UL NO.

1 BOBBIN
\

CORE
DR10*12 NI-ZN JC/EQU \

3 WIRE

2UEW/130 MW79-C 130℃(F) HUAAN JINYING  INDUSTRIAL CO LTD E238500 

4 TUBE

UL XQ

5 SOLDER

TIN Sn/Cu0.7 Shanghai Junwei Electronics CO.,LTD  \

Or Equivalent material

6 VARNISH

APPROVAL BY CHECK BY DRAWN BY

Eng Yasir daixin



ROHS Compliant

SAMPLE ACKNOWLEDGE CHANGE RESUME
DATE: 2017-11-27

CUSTOMER: CUSTOMER PART NO: PRODUCTS REV:
鹿鸣 0 A

DESCRIPTION: PRODUCTS NO:  BC REV:
BCRH104R-101 0 01

REV Change content Change reason Modify Date

01 首次承认 Eng daixin 2017-11-27

kevin Lin
kevin Lin:
輸入送承認次數


