
CONNFLY ELECTRONIC CO. LTD
晨 翔 电 子 有 限 公 司

Notes:
 Specifications:
   1. Contact Resistance: 20mΩ Max.
   2. Insulation Resistance: 1000MΩ Min.
   3. Dielectric Withstanding Voltage: 500V AC(rms)
       For 1 Minute.
   4. Current Rating:3A.
   5. Voltage Rating:250V AC rms.
   6. Temperature: -40°C~+105°C.
 Materials:
   1. Contact Material: Copper Alloy.
   2. Contact Plating: Selective Gold Flash.
   3. Insulator Material: PBT,Black.
   4. Shell:Steel,Front Nickel,Back Tin.
 Product Number Code:

Contact plating

Connector type

15
No.of contacts

B: Black  
Housing color

Shell plating

M: Male

Screw type
S: Standard(W/O nut)

Screw DIM. A
S: Standard(W/O nut)

N: Front nickel,back tin

Si: Selective gold flash
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