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Multilayer Band Pass Filter
For 2412-2484MHz

DEA202450BT-1294C1-H
2.0x1.25mm [EIA 0805]*
* Dimensions Code JIS[EIA]

R F  C o m p o n e n t s



R F  C o m p o n e n t s

• All specifications are subject to change without notice.
• Before using these products, be sure to request the delivery specifications.

20150601 / rf_bpf_dea202450bt-1294c1-h_zh.fm20150601 / rf_bpf_dea202450bt-1294c1-h_zh.fm

Multilayer Band Pass Filter
For 2412-2484MHz

SHAPES AND DIMENSIONS

RECOMMENDED LAND PATTERN EVALUATION BOARD

DEA202450BT-1294C1-H

Conformity to RoHS Directive
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Dimensions in mm0.45 0.35

Thru Hole

Resist

Surface Pattern

Material & Layer Thickness
Top resist
Cupper surface pattern
FR4
Inner GND
FR4
Cupper bottom GND

–
0.035mm
0.10mm
0.018mm
0.30mm
0.035mm

Line width should be designed to match 50Ω characteristic impedance, 
depending on PCB material and thickness.

RoHS Directive Compliant Product: See the following for more details related to RoHS Directive compliant products. http://product.tdk.com/en/environment/rohs/
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DEA202450BT-1294C1-H

ELECTRICAL CHARACTERISTICS

・Ta: +25±5°C

TEMPERATURE RANGE

Item
Frequency Range
(MHz)

Min. Typ. Max.

Insertion Loss (dB) 2412 to 2484 — 1.02 1.35
Return Loss (dB) 2412 to 2484 10 22 —

Attenuation (dB)

804 to   828 30 42 —
1608 to 1656 20 23 —
3216 to 3312 30 49 —
4020 to 4140 40 52 —
4824 to 4968 20 30 —
5628 to 5796 20 27 —
6432 to 6624 20 42 —
7200 to 7500 35 44 —
7500 to 10000 20 30 —

Characteristic Impedance (�) 50 (Nominal)

Operating temperature Storage temperature

°C °C
–40 to +85 –40 to +85
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DEA202450BT-1294C1-H

FREQUENCY CHARACTERISTICS

INSERTION LOSS ATTENUATION

RETURN LOSS
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DEA202450BT-1294C1-H

PACKAGING STYLE

REEL DIMENSIONS

TAPE DIMENSIONS

PACKAGE QUANTITY

A B F t K
1.45±0.1 2.25±0.1 3.50±0.05 0.25±0.05 1.00±0.05

Standard package quantity

(pieces/reel)
2000

2.0±0.5

ø13±0.2

ø21±0.8

Dimensions in mm
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DEA202450BT-1294C1-H

RECOMMENDED REFLOW PROFILE

Soaking Working Soldering Peak
Temp. Time Temp. Time Temp. Time Temp.
T1 T2 t1 T3 t2 T4 t3 T5
150°C 180°C 60 to 120s 230°C more than 30s 247 to 253°C within 10s 260°C max.
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